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XL3 S 630
selection chart (continued)

DEVICE
CABINET POSITION CONFIGURATION

FIXING DEVICES FACEPLATES

RAIL PLATE BRACKETS HEIGHT (mm)

FIXING ON RAIL FIXING ON RAIL

DPX3 250

16 modules wide Horizontal
3P - 3 384 00 - 150 3 384 50

3P or 4P with or without e.l.c.bs - 3 384 01 - 200 3 384 51

24 modules wide Horizontal
3P - 3 384 03 - 150 3 384 53

3P or 4P with or without e.l.c.bs - 3 384 04 - 200 3 384 54

36 modules wide Horizontal
3P - 3 384 06 - 150 3 384 56

3P or 4P with or without e.l.c.bs - 3 384 07 - 200 3 384 57

16 modules wide Vertical
3P or 4P - 3 384 20 - 300 3 382 71

4P with e.l.c.bs - 3 384 21 - 300 3 382 71

24 modules wide Vertical

3P - 3 384 23 - 300 3 382 72

4P - 3 384 24 - 300 3 382 72

4P with e.l.c.bs - 3 384 25 - 300 3 382 72

36 modules wide Vertical

3P - 3 384 26 - 300 3 382 73

4P - 3 384 27 - 300 3 382 73

4P with e.l.c.bs - 3 384 28 - 300 3 382 73

DPX-IS 250

24 modules wide Horizontal 3P or 4P - 3 389 02 - 300 3 389 42

36 modules wide Horizontal 3P or 4P - 3 389 04 - 300 3 389 44

16 modules wide Vertical 3P or 4P - 3 389 20 - 300 3 382 71

24 modules wide Vertical 3P or 4P - 3 389 22 - 300 3 382 72

36 modules wide Vertical 3P or 4P - 3 389 24 - 300 3 382 73

DPX3 630

16 modules wide Horizontal
3P - 3 387 00 - 150 3 387 50

4P without e.l.c.bs - 3 387 01 - 200 3 387 51

24 modules wide Horizontal
3P - 3 387 03 - 150 3 387 53

4P without e.l.c.bs - 3 387 04 - 200 3 387 54

36 modules wide Horizontal

3P - 3 387 06 - 150 3 387 56

4P without e.l.c.bs - 3 387 07 - 200 3 387 57

4P with e.l.c.bs - 3 387 07 - 200 3 387 58

16 modules wide Vertical
3P/4P without e.l.c.bs - 3 387 20 - 400 3 387 70

4P with e.l.c.bs - 3 387 21 - 600 3 387 71

24 modules wide Vertical
3P/4P without e.l.c.bs - 3 387 24 - 400 3 387 74

4P with e.l.c.bs - 3 387 25 - 600 3 387 75

36 modules wide Vertical
3P/4P without e.l.c.bs - 3 387 27 - 400 3 387 77

4P with e.l.c.bs - 3 387 28 - 600 3 387 78

DPX-IS 630

24 modules wide Horizontal 3P or 4P - 3 390 02 - 300 3 390 41

36 modules wide Horizontal 3P or 4P - 3 390 14 - 300 3 390 43

16 modules wide Vertical 3P or 4P - 3 390 20 - 400 3 390 50

24 modules wide Vertical 3P or 4P - 3 390 22 - 400 3 390 52

36 modules wide Vertical 3P or 4P - 3 390 24 - 400 3 390 54


