Belanko™colours m

double pole switches and cooker control unit

Lllegrand

Belanko™colours m

dimmers

617372 617476

Material: Thermoplastic with paint satin finish
Dimensions: 86 x 86 x 9.5 mm (1 gang) / 86 x 146 x 9.5 mm (2 gang)
Supplied with 2 screws M3.5 for BS boxes

Pack CatNos| Double pole switches 20 A - 250 V.
1 gang - 1-way switch

10 617373 @ Dark grey
10 617473 ﬁ @ Brown
/
1 gang - 1-way switch + red neon indicator
10 617370 @ Dark grey
10 [617470 /j @ Brown
/
1 gang - 1-way switch + red neon indicator +
earth coanection
10 617371 Dark grey
10 817471 ﬁ @ Brown
/
1 gang - 1-way switch + red neon indicator +
earth coanection with "Water Heater" marking
10 617372 Dark grey
10 617472 ﬁa @ Brown
/
Double pole switches 32 A - 250 V.
1 gang -‘-way switch + red neon indicator
10 617374 Dark grey
10 |617474 @ Brown
/
Double pole switches 45 A - 250 V~.
1 gang - 1-way switch
10 617375 /\ @ Dark grey
10 617475 @ @ Brown
/
.4//
1 gang - 1-way switch + red neon indicator
10 617376 @ Dark grey
10 617476 ? @ Brown
=
L=
2 gang - 1-way vertical switch + red neon indicator
10 6173 77 @ Dark grey
10 617477 =1 @® Brown
/
.4//
Cooker control unit - 250 V
45 A double pole switch + red neon and 13 A BS
switched socket outlet + red neon
5 617378 @ Dark grey
5 617478 @ Brown

617335

Material: Thermoplastic with glossy finish or painting
Dimensions: 86 x 86 x 9.5 mm (1 gang) / 86 x 146 x 9.5 mm (2 gang)
Supplied with 2 screws M3.5 for BS boxes

Pack CatNos | Dimmers

600 W RL dimmer

Rotary on/off dimmer - 50 Hz

1 gang - 1-way

40-600 W (230 V) for incandescent and halogen lamps
1 6173 30 _— @ Dark grey

1 6174 30 @ @ Brown
/

1000 W RL dimmer

Push on/off and rotary dimmer - 50/60 Hz

1 gang - 2-way

60-1000 W (230 V) / 60-500 W

(127 V) for incandescent and halogen lamps
60-600 VA (230 V) / 60-300 VA (127 V) for halogen
lamps with electronic transformer with leading edge
behaviour

60-1000 VA (230 V) / 60-500 VA (127 V) for halogen
lamps with ferromagnetic transformers

Slider at the back to select 230 V or 127 V

1 6173 31 @ Dark grey
1 6174 31 @ @ Brown
/

300 W RLC+LED dimmer

For all types of lamps:

- dimmable LEDs: 5 W to 75 W (10 lamps max. 5 W
to 37 W (127 V)

- dimmable compact fluorescent lamps: 5 W to 75 W
(10 lamps max. 5 W to 37 W (127 V))

- halogen with ferromagnetic or electronic
transformer: 5 VA to 300 VA /5 VA to 150 VA (127 V)
- fluorescent tube - ballast: 5 VA to 300 VA /5 VA to
150 VA (127 V))

- halogen and incandescent 240 VA: 5 W to 300 W/
5Wto 150 W (127 V)

When switched on, gradually (2 seconds) lights up
at the level set before last switch-off

1 6173 35 @ Dark grey
1 617435 @ @ Brown
/

Active Power Compensator

1 040149 Allows 2-wire electronic switches without
neutral to be compatible with all loads
(LED, fluocompact)

[ ]
1,5 mm?

555



