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RAISED FLOOR BOXES
Standard range

SELECTION CHART

Number(s): 0880 00to 081 0880 15to 17 i 0880 20 to 257 0 880 30 to 32
1 088036to0 3871 088042to 557 08805771 0880 80 to 83i

0 880 85/86/88 -0 880 89 to 927 0880 95-088098/991 0881 03 to 08
0881 20to 277 0881 44 to 50i 0881 90 to 92

LIDS & TRIMS FINISHING PLATES
FLOORING THICKNESS < 8 mm (optional) INSULATION BOXES
SOCKET
MOUNTING | CAPACITY |(FEOORBOX
POSITION
Stainless steel lid
Plastic lid and trim 0 880 02 and trim 0 880 05 0880 47 0880 27
Plastic 088000 [Stainless steeli 0880 15
12 (3x 4) 2 -
Adjustable modules 0880 20 o Stainless steel 088003 |Stainless steel; 0 880 45 -
horizontal Brass 0 880 06 Brass 0 880 48
Plastic 088001 |Stainless steeli 0880 16
’ Lt 088021 Vo | Stanlesssteel 083004 _[Stainless stesl 0880 46 J
\ - > Brass 088007 Brass 088049
: Plastic 0 880 02 Stainless steel: 088017
Pz S0.mm Zr:z)(gu)l(ees) 0880 22 Stainless steel | 088005 [Stainless steel! 0 880 47 =
Metal Brass 0 880 08 Brass 0 880 50
Plastic 0 880 00 Stainless steel: 0880 15
12 (3x4) - ) .
Fixed modules 0880 30 Matal Stainless steel 088003 [Stainless steel: 0 880 45
horizontal Brass 0 880 06 Brass 0 880 48
Plastic 088001 |Stainless steel: 0880 16
18 (3x6) : : ~
oAb 0880 31 Motal Stainless steel | 088004 |[Stainless steel: 0 880 46
Brass 0880 07 Brass 0880 49
Plastic 0 880 02 Stainless steel: 0880 17
Heamm 24(3900) 088032 Stainless steel | 088005  |Stainless steel: 0 880 47 :
modules Metal
Brass 0880 08 Brass 0 880 50
Plastic 088000 |[Stainless steel: 0880 15
il 088023 Ve | Siesssteel 088003 _|Stainloss stoel. 0680 45 0880 26
Vertical i Brass 086006 Brass 0880 48
Plastic 088001 Stainless steel: 0880 16
12(2x6) 0880 24 Stainless steel: 088004  |Stainless steel. 0 880 46 088027
modules Metal
Brass 0 880 07 Brass 0 880 49
) Plastic 088002 |Stainless steel! 0880 17
Hmin: G mm 088025 Stainless steel | 088005 |Stainless steel! 0880 47 088028
Mee! Brass 0880 08 Brass 0,880 50
For lid and trim Plastic : 0 880 00 Stafnless steel: 088015
Acdaie tovere g vn{:g;iules 0880 39 - Stainless steel 088003 [Stainless steel: 0 880 45 -
Brass 0 880 06 Brass 0 880 48
- Eor lid and trim Plastic 088001 |Stainless steel: 0880 16
,E% N with 088040 Vit Stainless steel: 088004 |[Stainless steel: 0 880 46 -
| ke ca Brass 088007 Brass 0880 49
» ; 3 Plastic 0 880 02 Stainless steel: 088017
H min: 65 mm For lid and trim - -
with 088041 Stainless steel 088005 [Stainless steel: 0 880 47 -
1028 ebios Metal Brass 0 880 08 Brass 0 880 50
MOUNTING PRINCIPLE
» Plastic lid and trim Metal lid and trim Maosaic or Arteor (p. 465 and 887)
Floor box with sockets
in horizontal position
A 1\ YCIRE
; 1 A < L -
Support kit Plastic lid and trim Metal lid and trim Insulation baxes Masaic or Arteor (p. 465 and 887)
Floor bax with sockets in
vertical position
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Number(s): 0880 00 to 087 0880 15to 171 0880 20 to 251 0 880 30 to 32
1 088036t0o381 088042to 551 0880571 0880 80to 831

0 880 85/86/88 -0 880 89 to 927 0880 95-088098/991 0881 03to 081
0881 20to 271 0881 44 to 501 0881 90 to 92

RAISED FLOOR BOXES
Standard range

1.FRAMES & WIRING DEVICES RANGE

Reference
. . RS Number of number of Back box
5 kinds of supports Support drawing numbers of module insulation drawing
support to use boxes to use
delive@d with empty basket
0 880 20 3x4M
Adjustable Horizontal 088021 3x6M ) -
0880 22 3x8M
Horizontal t 0880 36 3xam
to be equipped with 8 ggg g; gigm - )
0880 30 3x4M
Fixed Horizontal 0880 31 3x6M - -
0880 32 3x8M
delivered with empty frames
/ 0880 23 2x4M 0880 26
Fixed Vertical 088024 2x6M 0 880 27
0880 25 2x8M 0880 28
0880 39
Access Trap %88%% ‘:ﬁ
* Kind of baskets for frames to be equipped
Kind of baskets aM 6M 8M
0880 42 0880 43 0880 44
empty
equipped
with 2 P+E

german standard

equipped
with 2 P+E tamperproof
german standard
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Number(s): 0880 00to 081 0880 15to 17 i 0880 20 to 257 0 880 30 to 32
1 088036to0 3871 088042to 557 08805771 0880 80 to 83i

0 880 85/86/88 -0 880 89 to 921 0880 95 -088098/991 0881 03to 087
0881 20to 277 0881 44 to 50i 0881 90 to 92

RAISED FLOOR BOXES
Standard range

2. FRAMES & WIRING DEVICES DIMENSIONS
2.1 Adjustable horizontal frames reference numbers 0 880 20/21/22 and horizontal frames to be equipped reference numbers 0 880 36/37/38

0880 20 0880 21 0880 22

Technical data sheet : FO2433EN/05 Updated : 31/01/2020 Created :07/02/2018 L1 Iegrand
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Number(s): 0880 00to 081 0880 15to 17 i 0880 20 to 257 0 880 30 to 32
1 088036to0 3871 088042to 557 08805771 0880 80 to 83i

0 880 85/86/88 -0 880 89 to 921 0880 95 -088098/991 0881 03to 087
0881 20to 277 0881 44 to 50i 0881 90 to 92

RAISED FLOOR BOXES
Standard range

2. FRAMES & WIRING DEVICES DIMENSIONS (cont.)

Empty baskets Equiped baskets with fast connecting system
Wieland®

[E

L

L)

1

80mm —

b4

N

59

110 mm

Fast connecting system WIELAND®

HIGH POSITION LOW POSITION

Dimensions (mm) of the different positions of the module

110
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RAISED FLOOR BOXES
Standard range

Number(s): 0880 00to 081 0880 15to 17 i 0880 20 to 257 0 880 30 to 32

1 088036t0o381 088042to 551 0880571 0880 80to 831
0 880 85/86/88 -0 880 89 to 927 0880 95-088098/991 0881 03to 081
0881 20to 271 0881 44 to 501 0881 90 to 92

2. FRAMES & WIRING DEVICES DIMENSIONS (cont.)

2.2 Fixed horizontal frames reference numbers 0 880 30/31/32

0880 30

a8

198.3

281.3

0880 31

96

236 .3

/15 MM max.
i

281.3

e -

0880 32

281.3
+

{ 0 O-1
— — L]
[4=] T T T
[+]
Ji?rr\'l!_ nu F
283 .3
— +
W '+' H'
] ] ]

281.3
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Number(s): 0880 00 to 087 0880 15to 171 0880 20 to 251 0 880 30 to 32
1 088036t0o381 088042to 551 0880571 0880 80to 831

0 880 85/86/88 -0 880 89 to 927 0880 95-088098/991 0881 03to 081
0881 20to 271 0881 44 to 501 0881 90 to 92

RAISED FLOOR BOXES
Standard range

2. FRAMES & WIRING DEVICES DIMENSIONS (cont.)

2.3 Fixed vertical frames reference numbers 0 880 23/24/25

In order to connect all types of user plugs (straight and angle) and to be able to close correctly the lid, we advise to use 2
P+E sockets, 45° inclined version with upward earth pin, as below :

0880 23 0880 24 0880 25

{0 [« [ TR - 1] )
™ (== =] e ™ === [ === T [ | T ¢+
o - O =
o) o) L

263.3 263.3 263.3
Tl 7 1% 3l T v
L o
- j b
- L L 8 tlm.
-Mo T LS F U L) E
i §
o o -
o | o
o = o
p o g
ilo_- s 2 el
L2 | . L+ 1 ‘Iﬂl: W' .Ho-
281.3 3 A L &
281.3 281.3
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Number(s): 0880 00to 081 0880 15to 17 i 0880 20 to 257 0 880 30 to 32
1 088036to0 3871 088042to 557 08805771 0880 80 to 83i

0 880 85/86/88 -0 880 89 to 921 0880 95 -088098/991 0881 03to 087
0881 20to 277 0881 44 to 50i 0881 90 to 92

RAISED FLOOR BOXES
Standard range

2. FRAMES & WIRING DEVICES DIMENSIONS (cont.)
2.4 Access trap reference numbers 0 880 39/40/41

0880 39 0880 40 0880 41

INTERNAL DIMENSIONS

&
|
y
B
. | Pom) | Limm)
' 8/12M ’ 264 | 181
y 12/18M 264 ’ 219
16/24M 264 264
‘ - 18-48 mm
" : S
é‘ - /)‘f{\ D T /"Ly .
(LN 3-" o
Please find dimensions of central part as well as the height in mm :
Length (L)  Width (I) Height (H)

0 880 39 229,6 1479 39,7

0880 40 229,6 185,9 39,7

088041 229,6 230,9 39,7

Technical data sheet : FO2433EN/05 Updated : 31/01/2020 Created :07/02/2018 LI|1 Iegrand
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RAISED FLOOR BOXES

Standard range

3. INSTALLATION
3.1 Floor cutting

Cut the floor according following dimensions

Number(s): 0880 00 to 087 0880 15to 171 0880 20 to 251 0 880 30 to 32
1 088036t0o381 088042to 551 0880571 0880 80to 831

0 880 85/86/88 -0 880 89 to 927 0880 95-088098/991 0881 03to 081
0881 20to 271 0881 44 to 501 0881 90 to 92

Xmini | 8/12M 12/18M 18/24M
(mm)
Horizontal
ol 80" 088020 | 088021 | 088022
Qg&'i?"ta' to 102* | 08036 | 088037 | 088038
Horizontal fixed 96 | 088030 | 088031 | 088032
Vertical fixed 83 | 088023 | 088024 | 088025
Access frap 64 | 083039 | 088040 | 088041
L (mm) 181 219 264
P (mm) 264 264 264

* with basket without wieland connector

** with basket with wieland connector

3.2 Assembly of the frame
Clip the frame

Connect the earth qin
N

%\
-

R ©

N>

3. INSTALLATION (cont.)

3.3 Option : additionnal fixation kit ref. number 0 880 95
(example : plaster)

Allow floor clamping when it is necessary for a raised floor in brittel
material such as plaster, for which the fixation type with clips of the
frame squ_ort is not convenient (clamps may be not fixed

y in the plaster)

sufficient

If floor depth (e)
11 mm<e<17 mm 25mm<e<31lmm

In case of adjustable
horizontal support,
unscrew the 4 screws (A)
to remove grid (B).

Do the opposite operation,
once the 4 fixations are
installed

3.3.3 Fixations installation

After the assembly of the frame in the floor (cf. 3.2), clip the
fixations to the 4 red brackets in the corners of the floor box frame

Technical data sheet : F02433EN/05
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Number(s): 0880 00 to 087 0880 15to 171 0880 20 to 251 0 880 30 to 32
1 088036t0o381 088042to 551 0880571 0880 80to 831

0 880 85/86/88 -0 880 89 to 927 0880 95-088098/991 0881 03to 081
0881 20to 271 0881 44 to 501 0881 90 to 92

RAISED FLOOR BOXES
Standard range

3. INSTALLATION (cont.) 3. INSTALLATION (cont.)

3.4 Wiring devices fitting in the different kind of frame
) ) ) b) fitting in the frame
3.4.1 Horizontal frame (adjustable or fixed)

a) connection of baskets

A 2P+E sockets only :

- Clip the sockets in the support (figure B) (in case of unitary sockets
DO NOT BREAK the trigger guards (figure A))

- remove side cap (figure C)

- pass the cable through the entry (figure D)

- cable the sockets and clip the whole into the basket (figure E)

- screw cable with cable clip (figure F)

Screw basket to the frame
support

Adjustment sytem from the
basket height

c) assembly of the lid and trim

- clip the lid and trim on frame
A For DATA sockets only :

- the lateral cable entries can be used OR an arrival of cables
from the bottom is possible :

- remove the inferior part (figure A)

- connect the mechanisms (figure B)

Technical data sheet : F02433EN/05 Updated : 31/01/2020 Created :07/02/2018 LI|1 |egl'al'ld
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Number(s): 0880 00 to 087 0880 15to 171 0880 20 to 251 0 880 30 to 32
1 088036t0o381 088042to 551 0880571 0880 80to 831

0 880 85/86/88 -0 880 89 to 927 0880 95-088098/991 0881 03to 081
0881 20to 271 0881 44 to 501 0881 90 to 92

RAISED FLOOR BOXES
Standard range

3. INSTALLATION (cont.) 3. INSTALLATION (cont.)

3.4.2 Fixed Vertical frames
c) assembly of the lid and trim

a) connection _ ) ] - clip the lid and trim on frame
- remove the side cap from the insulator(figure A)

- insert and connect the mechanisms (figure 2)
DO NOT BREAK the trigger guards in case of unitary

sockets use (figure 3)

- In order to connect all types of user plugs (straight and
angle) and to be able to close correctly the lid, we advise

to use 2 P+E sockets, 45° inclined version with upward earth

pin, as below :
rf-o -_‘"\

- screw the insulator on the back box (figure B)
- fix the cable with the cable clib (figure C)

b) insertion in the frame
- insert backbox + support in the frame and clip it

- fix the support with the screw

Technical data sheet : F02433EN/05 Updated : 31/01/2020 Created :07/02/2018 LI|1 |egl'al'ld
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Number(s): 0880 00 to 087 0880 15to 171 0880 20 to 251 0 880 30 to 32
1 088036t0o381 088042to 551 0880571 0880 80to 831

0 880 85/86/88 -0 880 89 to 927 0880 95-088098/991 0881 03to 081
0881 20to 271 0881 44 to 501 0881 90 to 92

RAISED FLOOR BOXES
Standard range

4. STANDARD FLOOR BOXES RANGE

4.1 Plastic Lid and trim
1 version 8/12M 12/18M 16/24M
Plastic Standard 0 880 00 088001 0880 02

8

Recess

52

Dimensions

References X Y A B
0 880 00 286 203 |244.5|116.5
0 880 01 286 | 241 |244.5(154.8
0 880 02 286 286 |244.5|199.8

4.1.2 Metal lid and trim

2 versions 8/12M 12/18M 16/24M
Metal stainless 0880 03 0880 04 0880 05
Metal brass* 0880 06 0880 07 0880 08

* Brass Raw Brushed : material which evolves with time : it gets veiled and takes a patina. However a regular cleaning can restore its initial appearance
(cf page 69 fACleaningo)

'_. ©
~£ ™
C = \
nL[: \
H
Ii
/
| :
4
Dimensions
References X Y A B
0 880 03 / 06 286 203 | 249.2 | 117.2
0 880 04 / 07 286 241 249.2 | 155.2
0 880 05 / 08 286 286 | 249.2 | 199.9
. I
Technical data sheet : FO2433EN/05 Updated : 31/01/2020 Created :07/02/2018 L|1 Iegrand
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RAISED FLOOR BOXES
Standard range

Number(s): 0880 00to 081 0880 15to 17 i 0880 20 to 257 0 880 30 to 32

1 088036t0o381 088042to 551 0880571 0880 80to 831
0 880 85/86/88 -0 880 89 to 927 0880 95-088098/991 0881 03to 081

0881 20to 271 0881 44 to 501 0881 90 to 92

4. STANDARD FLOOR BOXES RANGE (cont.)

4.2 Locking system

with key without key
For plastic boxes 0880 98 0880 99
For metal boxes on demand
Installation of locking system for plastic floor box

088098

g

088099

Remove the lid

Remove the lid

Make a hole with a diameter of
20 mm with a step drill at the
lock place inside the lid

Make a hole with a diameter of
20 mm with a step drill at the
lock place inside the lid

Insert in the keyhole the
adaptation ring delivered with
the lock

Insert in the keyhole the
adaptation ring delivered with
the lock

Unscrew the locker nut

Insert the locker in the
adaptation ring (A)

Screw the nut on the locker (B)
Add the ring (C)

Insert the bolt in the adaptation
ring (A)

Using a circlip pliers to install the
circlips (B)

Add the ring(C)

Assemble the lid and trim

Assemble the lid and trim

Opened position : if cable are
connected, lid and trim

shoul dndét be 1o

Opened position : if cable
connected, lid and trim should
not be locked

NOT OK

Closed position : cable

Closed position : cable should
not be connected

shoul dndét be co

X
A @™
= ZN 1]
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Number(s): 0880 00to 081 0880 15to 17 i 0880 20 to 257 0 880 30 to 32
1 088036to0 3871 088042to 557 08805771 0880 80 to 83i

0 880 85/86/88 -0 880 89 to 921 0880 95 -088098/991 0881 03to 087
0881 20to 277 0881 44 to 50i 0881 90 to 92

RAISED FLOOR BOXES
Standard range

4. STANDARD FLOOR BOXES RANGE (cont.)
4.3 Finishing plates

Remove the dobble sided
adhesive tape (A)

Turn over the plate at 180 °
(B)
Press the finishing plate on

the top part of the lid and
trim

Use our finishing plates or another =
coating : depth will not exceed 8 mm G Remove protection
adhesive tape from finishing
lids and plates ONLY WHEN
THE BUILDING IS READY
TO RECEIVE ITS
OCCUPANTS (= heated and
normal hygrometry rate 45-
65 %)

4.3.1 For plastic lid and trim
1 version 8/12M 12/18M 16/24M
stainless steel finishing plate 0880 15 0880 16 0880 17

Double sided adhesive tape
to fix the insert on the lid & trim

Dimensions

Références X Y
0880 15 244 116
0880 16 244 154
088017 244 199

4.3.2 For metal lid and trim

2 versions 8/12M 12/18M 16/24M
stainless steel finishing plate 0880 45 0880 46 0880 47
brass finishing plate* 088048 088049 0880 50

* Brass Raw Brushed : material which evolves with time : it gets veiled and takes a patina. However a regular cleaning can restore its initial appearance
(cf page 69 ACleaningo)

Double sided adhesive tape
1 to fix the insert on the lid & trim

Dimensions
References X Y
0 880 45 / 48 | 248 116
0 880 46 / 49 | 248 154
0 880 47 / 50 | 248 199

Technical data sheet : F02433EN/05 Updated : 31/01/2020 Created :07/02/2018 IIJ I I
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RAISED FLOOR BOXES
Flush range

Number(s): 0880 00to 081 0880 15to 17 i 0880 20 to 257 0 880 30 to 32
1 088036to0 3871 088042to 557 08805771 0880 80 to 83i

0 880 85/86/88 -0 880 89 to 921 0880 95 -088098/991 0881 03to 087
088120to 277 0881 44 to 50i 0881 90 to 92

SELECTION CHART

FINISHING PLATES
LID FLOORING THICKNESS <15 MM (OPTIONAL) INSULATION BOXES
SOCKET FLOOR BOX
MOUNTING CAPACITY SUPPORT ¢
POSITION KITS =
U §
Metal lid Cat.No 0 831 05 + kit Cat.No 0 881 41 088047 088027
Adjustable 12 (3x4) Stainless steel 088103 Stainless steel 088145
horizontal modliles 088120
Brass 088106 Brass 088148
‘ 18 (3x6) Stainless steel 088104 Stainless steel: 088146
W 088121 -
#1|  modules Brass 088107 Brass 088149
H min: 92 mm 24 (3x8 Stainless steel 088105 Stainless steel 088147
(final coating - Odu’l‘es) 088122
included) Brass 088108 Brass 088150
Vertical Stainless steel 088103 Stainless steel: 088145
8 (2 x 4) modules 088123 0880 26
: Brass 088106 Brass 088148
“-.‘ RS 12 (2x6) Stainless steel 088104 Stainless steel 088146
e & 088124 0880 27
% modujes Brass 088107 Brass 08817 49
'?f.ﬁ"a'\?cﬁifﬂg 16(2x8) Stainless steel 088105 Stainless steel! 088147
included) modules Uealag 088028
Brass 088108 Brass 088150
For lid Stainless steel 088103 Stainless steel 088145
088139 e
A°°°sf covers || Sitxmoddies Brass 088106 Brass 088148
i ‘-’"X _ Stainless steel 088104 Stainless steel. 088146
T\* ~7 | 1218 modules 086140 -
‘1: = § Brass 088107 Brass 088149
Hiin::80him For lid Stainless steel 088105 Stainless steel 088147
b 088141 e —
“'?,?é,ﬁgiﬂ,”g 16724 modules Brass 088108 Brass 088150
MOUNTING PRINCIPLE
® - ) -
— f i = L) pe——
=L ' . =
J 3 Support kit Metal lid M Art
i sogain e - (465 ana 667
= @ T @ \N©® @5
o G| Fem——
- | v
=
_— 4
Support kit Metal lid Insulation boxes Maosaic or Arteor
Floor bax with sockets in (P 485.and 887)
vertical position

Technical data sheet : F02433EN/05
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Number(s): 0880 00 to 087 0880 15to 171 0880 20 to 251 0 880 30 to 32
1 088036t0o381 088042to 551 0880571 0880 80to 831

0 880 85/86/88 -0 880 89 to 927 0880 95-088098/991 0881 03to 081
0881 20to 271 0881 44 to 501 0881 90 to 92

RAISED FLOOR BOXES
Flush range

1. FRAMES & WIRING DEVICES RANGE

Reference
Reference number of
3 kinds of supports Support drawing numbers of ani:)n dbj;g insulation %?;tvﬁ] ox
support to use boxes to 9
use
delivered with empty basket
0881 20 3x4M
Adjustable Horizontal 088121 3x6M - -
0881 22 3x8M
0881 23 2x4M 0880 26
Fixed Vertical 088124 2x6M 0880 27
088125 2x8M 0880 28
0881 39
0881 40
Access Trap 0881 41
Technical data sheet : FO2433EN/05 Updated : 31/01/2020 Created :07/02/2018 '
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Number(s): 0880 00to 081 0880 15to 17 i 0880 20 to 257 0 880 30 to 32
1 088036to0 3871 088042to 557 08805771 0880 80 to 83i

0 880 85/86/88 -0 880 89 to 921 0880 95 -088098/991 0881 03to 087
088120to 277 0881 44 to 50i 0881 90 to 92

RAISED FLOOR BOXES
Flush range

2. FRAMES & WIRING DEVICES DIMENSIONS

2.1 Adjustable horizontal frames reference numbers 0 88 120/121/122

)

\

‘% \

92 mm

122 mm

tye
s I

088 122

088120 088121

26.

B a

=
I|‘ = =1

=
| -
I

56
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Number(s): 0880 00to 081 0880 15to 17 i 0880 20 to 257 0 880 30 to 32
1 088036to0 3871 088042to 557 08805771 0880 80 to 83i

0 880 85/86/88 -0 880 89 to 921 0880 95 -088098/991 0881 03to 081
088120to 277 0881 44 to 50i 0881 90 to 92

RAISED FLOOR BOXES
Flush range

2. FRAMES & WIRING DEVICES DIMENSIONS (cont.)

2.2 Fixed Vertical frames reference numbers 0 88 123/124/125

In order to connect all types of user plugs (straight and angle) and to be able to close correctly the lid, we advise to use 2
P+E sockets, 45° inclined version with upward earth pin, as below :

088123 088124 088125

[~ =
) 8 T ¢ " § ]
o ! 5 ! T T ! y a = L] T
Technical data sheet : FO2433EN/05 Updated : 31/01/2020 Created :07/02/2018 LI|1 rand
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RAISED FLOOR BOXES
Flush range

Number(s): 0880 00to 081 0880 15to 17 i 0880 20 to 257 0 880 30 to 32
1 088036to0 3871 088042to 557 08805771 0880 80 to 83i

0 880 85/86/88 -0 880 89 to 921 0880 95 -088098/991 0881 03to 087
088120to 277 0881 44 to 50i 0881 90 to 92

2. FRAMES & WIRING DEVICES DIMENSIONS (cont.)

2.3 Access trap reference numbers 0 881 39/40/41

088139

0881 40 088141

INTERNAL DIMENSIONS

/) (\

_Lmm)
182
220
265

s/2m
1218 M
16724 M

265
265
265

Please find dimensions of central part as well as the height in mm :

Length (L) Width () Height (H)
0881 39 231,3 1479 51
088140 2313 185,9 51
088141 2313 230,9 51
Technical data sheet : FO2433EN/05 Updated : 31/01/2020 Created :07/02/2018 LI|1 Iegﬂnd
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Number(s): 0880 00to 081 0880 15to 17 i 0880 20 to 257 0 880 30 to 32

RAISED FLOOR BOXES 1 088036t0o381 088042to 551 0880571 0880 80to 831

Flush range 0 880 85/86/88 -0 880 89 to 92 1 0 880 95 - 0 880 98/99 T 0 881 03 t0 08 |
088120 to 277 0881 44 to 507 0881 90 to 92

3. INSTALLATION 3. INSTALLATION (cont.)

3.1 Floor cutting - Adjust the frame to the finishing floor with the 4 adjusting screws

Cut the floor according following dimensions

MiniX | 8/12M | 12/18M | 18/24M
(mm)
Adustable 92 | 088120 | 088121 | 088122
Horizontal
Fixed Vertical 92 | 088123 | 088124 | 088125
Access trap 81 | 088139 | 088140 | 088141
L (mm) 182 220 265
P (mm) 265 265 265

X = Floorcoatingincluded
3.2 Assembly of the frame

- If sub floor height is over 122 mm and up to 300 mm maxi, use the
accessory ref. number 0 881 42 and cut the screw according to the
sub floor height and fix the feet

felie e - Lock the frame with the locking screws

088142
X L=X-42mm

- Insert the adjusting screw

e\ /e |@

x mini =83 mm

Technical data sheet : F02433EN/05 Updated : 31/01/2020 Created :07/02/2018 LI|1 rand
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RAISED FLOOR BOXES
Flush range

Number(s): 0880 00 to 087 0880 15to 171 0880 20 to 251 0 880 30 to 32
1 088036t0o381 088042to 551 0880571 0880 80to 831

0 880 85/86/88 -0 880 89 to 927 0880 95-088098/991 0881 03to 081
0881 20to 271 0881 44 to 501 0881 90 to 92

3. INSTALLATION

3.3 Wiring devices fitting in the different kind of frame
3.3.1 Adjustable horizontal frames

a) connection of baskets

A 2P+E sockets only :

- Clip the sockets in the support (figure B) (in case of unitary
sockets DO NOT BREAK the trigger guards (figure A))

- remove side cap (figure C)

- pass the cable through the entry (figure D)

- cable the sockets and clip the whole into the basket (figure E)
- screw cable with cable clip (figure F)

A For DATA sockets only :

- The lateral cable entries can be used OR an arrival of cables
from the bottom is possible :

- remove the inferior part (figure A)

- connect the mechanisms (figure B)

3. INSTALLATION (cont.)

b) fitting in the frame

- insert basket in the frame (figure 5)
- earth connection (A and B)

Adjust the height and push to fix

c) assembly of the lid and trim
- clip the lid and trim on frame

Technical data sheet : F02433EN/05 Updated : 31/01/2020 Created :07/02/2018 LI|1 rand
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RAISED FLOOR BOXES
Flush range

Number(s): 0880 00 to 087 0880 15to 171 0880 20 to 251 0 880 30 to 32
1 088036t0o381 088042to 551 0880571 0880 80to 831

0 880 85/86/88 -0 880 89 to 927 0880 95-088098/991 0881 03to 081
0881 20to 271 0881 44 to 501 0881 90 to 92

3. INSTALLATION

3.3.2 Fixed vertical frames
a) connection

- remove the side cap (figure A)

- insert and connect the mechanisms (figure 4)

DO NOT BREAK the trigger guards in case of unitary

sockets use (figure 3)

- In order to connect all types of user plugs (straight and
angle) and to be able to close correctly the lid, we advise
to use 2 P+E sockets, 45° inclined version with upward earth

pin, as below :

- screw it on the back box (figure B)
- fix the cable with the cable clip (figure C)
- earth connection (D and E)

b) insertion in the frame

- insert backbox + support in the frame and clip it

3. INSTALLATION (cont.)

- fix the support with the screw

- ~—

c) assembly of the lid and trim

- clip the lid and trim on frame

Technical data sheet : F02433EN/05 Updated : 31/01/2020 Created :07/02/2018 LI|1 Ieg@nd

22 of 76



Number(s): 0880 00 to 087 0880 15to 171 0880 20 to 251 0 880 30 to 32
1 088036t0o381 088042to 551 0880571 0880 80to 831

0880 85/86/881 088089to 927 088095-088098/991 088103to 0817
0881 20to 271 0881 44 to 501 0881 90 to 92

RAISED FLOOR BOXES
Flush range

4. FLUSH FLOOR BOXES RANGE
4.1 Metal Lid and trim

2 versions 8/12M 12/18M 16/24M
Metal stainless 0881 03 0881 04 0881 05
Metal brass* 0 881 06 0881 07 0881 08

* Brass Raw Brushed : material which evolves with time : it gets veiled and takes a patina. However a regular cleaning can restore its initial
appearance (cf page 69 AClIleaningo)

Dimensions

References A B

0881 03 / 06 | 258.5 | 126.3
0 881 04 / O7 | 258.5 | 164.3
0 B81 05 / 08 | 258.5 | 209.3

Technical data sheet : F02433EN/05 Updated : 31/01/2020 Created :07/02/2018 LI|1 rand
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RAISED FLOOR BOXES
Flush range

Number(s): 0880 00to 081 0880 15to 17 i 0880 20 to 257 0 880 30 to 32

1 088036t03871 088042to 5571 08805771 088080to 837

0880 85/86/88 1 088089to 927 088095-088098/9971 088103to 087

0881 20to 277 0881 44 to 501 0881 90 to 92

4. FLUSH FLOOR BOXES RANGE (cont.)

4.2 Finishing plate

Use our finishing
plates or another
coating :

depth will not
exceed 15 mm

\\\<<:{ -

Remove the dobble sided adhesive
tape (A)

Turn over the plate at 180 ° (B)

Press the finishing plate on the top
part of the lid and trim (C)

G Remove protection adhesive
tape from finishing lids and plates
ONLY WHEN THE BUILDING IS
READY TO RECEIVE ITS
OCCUPANTS (= heated and normal
hygrometry rate 45-65 %)

For metal lid and trim

2 versions 8/12M 12/18M 16/24M
stainless steel
{)inishi?g prl]ate 0881 45 0881 46 0881 47
rass finishing
plate* 0881 48 0881 49 0881 50
appearance (cf page 69 AClIeanin

Brass Raw Brushed : material which evolves with time : it gets veiled and takes a patina. However a regular cleaning can restore its initial

ao)

Double sided adhesive tape
__to fix the insert on the 1lid & trim

Références X Y
0 881 45/48 257 125
0 881 46/49 257 163
0881 47/50 257 208
Technical data sheet : F02433EN/05 Updated : 31/01/2020 Created :07/02/2018 I
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Number(s): 0880 00 to 087 0880 15to 171 0880 20 to 251 0 880 30 to 32
1 088036t0381 088042to 551 0880571 088080to 831

0880 85/86/881 088089to 927 088095-088098/991 088103to 0817
0881 20to 271 0881 44 to 501 0881 90 to 92

RAISED FLOOR BOXES
Round range

1. FRAMES & WIRING DEVICES RANGE

. Reference
2 kinds of supports . Number of
delivered with back box PO T LTI @ modules
support to use
delivered with empty baskets
Adjustable Horizontal
0881 26 20
Fixed Vertical up to 16
0881 27 (look at
hereunder
board)
. Capacity of floor box nr 0 88 127 )
depending on configuration for optimized cabling operations
Wiring accessories Capacity (maximum number of modules)

2P+E sockets only* @ 12M (2 x 6)
Mix @@@+@@@@ = 14M (6 + 8)

=
Data Sockets only @ || 16M (2 x 8)

* In order to connect all types of user plugs (straight and angle) and to be able to close correctly the lid, we advise to use
2 P+E sockets, 45° inclined version with upward earth pin, as below :

Technical data sheet : F02433EN/05 Updated : 31/01/2020 Created :07/02/2018 I'.1
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Number(s): 0880 00to 081 0880 15to 17 i 0880 20 to 257 0 880 30 to 32
1 088036t0387 088042to 557 08805771 088080to 8317

0880 85/86/881 088089to 927 088095-088098/997 088103to 0817
0881 20to 277 0881 44 to 50i 0881 90 to 92

RAISED FLOOR BOXES
Round range

2. FRAMES & WIRING DEVICES DIMENSIONS

2.1 Adjustable horizontal frame reference number 0 881 26

Empty baskets Equiped baskets with fast connecting system
Wieland®

ol il

Y Y|

o ME/_E . @

7/ ’
/7
HIGH POSITION LOW POSITION

Fast connecting system Wieland ®

HIGH POSITION LOW POSITION

Technical data sheet : FO2433EN/05 Updated : 31/01/2020 Created :07/02/2018 '1
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Number(s): 0880 00to 081 0880 15to 17 i 0880 20 to 257 0 880 30 to 32
1 088036t0387 088042to 557 08805771 088080to 8317

0 880 85/86/88 -0 880 89 to 921 0880 95 -088098/991 0881 03to 087
0881 20to 277 0881 44 to 50i 0881 90 to 92

RAISED FLOOR BOXES
Round range

2. FRAMES & WIRING DEVICES DIMENSIONS (cont.)

2.2 Fixed vertical frame reference number 0 88 127

L o T L 7 iy TIT
—a gl

| |
o u a [ TT 1T [ I ©
] = ~
N~ - I
N N
275
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RAISED FLOOR BOXES
Round range

Number(s): 0880 00 to 087 0880 15to 171 0880 20 to 251 0 880 30 to
327 088036t0 381 088042to 551 0880571 088080to 8317
0880 85/86/88 -0 880 89 to 927 0880 95 -088098/9971 0881 03to 081

088120to 2771 0881 44 to 501 0 881 90 to 92

3. INSTALLATION

3.1 Floor cutting

Cut the floor according following diameter and use if necessary the
cardboard temnlate delivered with the floorbox

~ S
///,-~ —_— 18- 40 mm
\\’( e N\ \~\\;-:_ ,‘
///A\\\::\\\‘v > /,///)/
1 P s
d S = o
SN
2 \}
0277mm © X
W {
X (mm) mini
Adjustable 80
Horizontal 0881 26
Fixed Vertical 80 088127

3.2 Adjustable horizontal box fitting
- Remove cover and baskets of wiring devices supports

- Do a reverse quarter turn to unlock the clamp and screw
A ® ©
‘ (
|
\ [ {]
) | |

\ Y Y

9

,SE?—*

>~

&

IS

3

—

i 40 mm

e Flriﬂ] i

3. INSTALLATION (cont.)

a) Connection of baskets
A 2P+E sockets only :
- Clip the sockets in the support (figure B) (in case of unitary
sockets DO NOT BREAK the trigger guards (figure A))
- remove side cap (figure C)
- pass the cable through the entry (figure D)

- screw cable with cable clip (figure F)

- cable the sockets and clip the whole into the basket (figure E)

A For DATA sockets only :
- the lateral cable entries can be used OR an arrival of cables
from the bottom is possible :
- remove the inferior part (figure A)
- connect the mechanisms (figure B)

S Ve
A for equiped and pre-wired sockets with best connecting system

b) fitting in the frame
- insert basket in the frame

c¢) assembly of the lid and trim
- Clip the lead on the frame

g

Technical data sheet : FO2433EN/05
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Number(s): 0880 00to 081 0880 15to 17 i 0880 20 to 257 0 880 30 to
3271 088036to 387 088042to 557 08805771 088080to 8317

0 880 85/86/88 -0 880 89 to 921 0880 95 -088098/991 0881 03to 087
0881 20to 277 0881 44 to 50i 0881 90 to 92

RAISED FLOOR BOXES
Round range

3. INSTALLATION (cont.) 3. INSTALLATION (cont.)

3.3 Fixed Vertical box fitting

- Fix the blox in floor with the 4 screws
- Remove the lead cover

- A) If you use cable, add the cable protection
- B) Insert cable

- Do a reverse quarter turn to unlock the clamp and screw

Qo ez
———

[5) ® %ﬁj
= =y

- The clamp should be positioned according to floor thickness

J
I B
q

! Lo it
b m‘) m-q]—_l
- For socket, capacity is 6 modules, so use the blanking plate. For

data, capacity is 8 modules

- In order to connect all types of user plugs (straight and angle) and
to be able to close correctly the lid, we advise to use 2 P+E sockets,
45° inclined version with upward earth pin, as below : - Clip the lead on the frame

077070
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Number(s): 0880 00 to 087 0880 15to 171 0880 20 to 251 0 880 30 to
327 088036to 3871 088042to 5571 08805771 088080to 831

0880 85/86/88 -0 880 89 to 927 0880 95 -088098/9971 0881 03to 081
088120to 2771 0881 44 to 501 0 881 90 to 92

RAISED FLOOR BOXES
Round range

4. ROUND FLOOR BOX RANGES (cont.)

4.1Lid & trim
4.1.1 Plastic lid & trim
. Reference
3 versions N
Adjustable horizontal 088126
Fixed horizontal 088128
Fixed vertical 088 127

8

Recess

4.2 Locking system

[ with key [ without key |
[ For plastic boxes | 088098 | 088099 |
Installation of locking system
>

Remove the lid Remove the lid

Make a hole with a diameter .
of 20 mm with a step drill at —

the lock place inside the lid T~

Make a hole with a diameter of
20 mm with a step drill at the
lock place inside the lid

Insert in the keyhole the
adaFtatlon ring delivered with
the lock

Insert in the keyhole the
adaptation ring delivered
with the lock

Unscrew the locker nut Insert the bolt in the
Insert the locker in the adaptation ring (A)
adaptation ring (A) > Using a circlip pliers to
Screw the nut on the locker (B) Z e8¢ install the circlips (B)

Add the ring (C) Add the ring (C)

©
Assemble the lid and trim } Assemble the lid and trim

Opened position : if cable are
connected, lid and trim
shoul dnét be 1o

Opened position : if cable
connected, lid and trim
should not be locked

Closed position : cable
shoul dndét be co

Closed position : cable
should not be connected

Technical data sheet : FO2433EN/05 Updated : 31/01/2020 Created : 07/02/2018 I'.1
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Number(s): 0880 00to 081 0880 15to 17 i 0880 20 to 257 0 880 30 to
3271 088036to 387 088042to 557 08805771 088080to 8317

0 880 85/86/88 -0 880 89 to 921 0880 95 -088098/991 0881 03to 087
0881 20to 277 0881 44 to 50i 0881 90 to 92

RAISED FLOOR BOXES
Round range

4. ROUND FLOOR BOX RANGES (cont.)

4.3 Finishing plates

Remove the dobble sided
adhesive tape (A)

‘(I'éj)rn over the plate at 180°

Press the finishing plate
on the top part of the lid
and trim (C)

Use our finishing plates

or another coating : = .
depth will not exceéd 8 G Remove protection

mm adhesive tape from
finishing lids and plates
ONLY WHEN THE
BUILDING IS READY TO
RECEIVE ITS
OCCUPANTS (= heated
and normal hygrometry
rate 45-65 %)

For plastic lid & trim

1 version Reference
number
stainless steel finishing plate 0881 44

Double sided adhesive tape
to fix the insert on the lid & trim

/
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Number(s): 0880 00 to 087 0880 15to 171 0880 20 to 251 0 880 30 to
327 088036to 3871 088042to 5571 08805771 088080to 831

0880 85/86/88 -0 880 89 to 927 0880 95 -088098/9971 0881 03to 081
0881 20to 271 0881 44 to 501 0 881 90 to 92

SCREED FLOOR BOXES

1. BACK BOXES RANGE

5 kinds of Back boxes to use Back box drawing
fitting Auto adjustable back Universal back box
Standard box
version
f|00r bOX Rneuffnrsgfse Screed thickness Rneuf:]rsgrcse Screed thickness
0880 80
2 92 without
fast
0 880 80+0 880 81 connecting
. 0 880 90* 0 880 80+0 880 82 system
Adustable | 4 gg5 91+ | 2 gg | 0388080+0 88083 or
Horizontal 0 880 92+ ou 2 102
with fast
0 880 80+0 880 85 connecting
system
or
0880 80
2 92 without
fast
0 880 80+0 880 81 connecting
To be 0880 90 0 880 80+0 880 82 system
equiped 088091 | 2 80 | 088080+0880 83 , (iroz
with 088092 ou with et
0 880 80+0 880 85 connecting
system
0 880 80+0 880 81
. 0 880 80+0 880 82 0 880 90/91/92
ho':i';ggtal 088080+088083 | 2 96
ou
0 880 80+0 880 85
0 880 80+0 880 81
Fixed 0880 90 0 880 80+0 880 82
vertical 088091 | 2 68 | 0880 80+0 88083 2 68
0880 92 ou
0 880 80+0 880 85
0 880 80+0 880 81
ACCess 0880 90 0 880 80+0 880 82
Trap 088091 = 0 880 80+0 880 83 -
0 880 92 ou
0 880 80+0 880 85

Technical data sheet : F02433EN/05
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Number(s) : 0880 00 to 081 0880 15 to 171 0880 20 to 251 0880 30 to
SCREED FLOOR BOXES 327 08803610 387 088042t0 557 0880577 088080 to 83

0880 85/86/88 -0 880 89 t0 92 i 0 880 95 - 0 880 98/99 i 0 881 03 to 08 i

088120t0 271 0881 44 to 501 0881 90 to 92

1. BACK BOXES RANGE (cont.)
1.1 Auto adjustable back box reference numbers 0 880 90/91/92

1.1.1 Dimensions

08809

2x @20 mm
1x9d 25 mm
1x@32mm

2x @20 mm

3x @20 mm 1x9d 25 mm

Capsexiston the 4sides ———» 2x @ 25mm 1x 2 32mm
1x @ 32mm

3x @20 mm

2x @25 mm

1x @ 32mm

[;'

Y. qr- SICWiteie);
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Number(s) : 0880 00 to 081 0880 15 to 171 0880 20 to 251 0880 30 to
SCREED FLOOR BOXES 327 08803610 387 088042t0 557 0880577 088080 to 83

0880 85/86/88 -0 880 89 t0 92 i 0 880 95 - 0 880 98/99 i 0 881 03 to 08 i

088120t0 271 0881 44 to 501 0881 90 to 92

1. BACK BOXES RANGE (cont.)

1.1.2. Pouring concrete

25

90

43

@

S
.
o
O

Fix the back box on the slab

Put the trunking or flexible conduits (use a tool to fold), the side plates (figure 1) have to be cut out to fit the required ducting and/or conduits

Maxi 3 conduits per side
A
@ 20 mm

Pour the concrete

G in case of very fluid concrete (such as anhydrite
for example), please make sure of the back box
sealing before pouring concrete : put some adhesive
tape on unsafe area (for example : cover, conduits
inputs, trunking)

Connect the earth link

65 mm mini
90 mm maxi

Technical data sheet : FO2433EN/05 Updated : 31/01/2020 Created : 07/02/2018 LI|1 Iegrand
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Number(s): 0880 00 to 087 0880 15to 171 0880 20 to 251 0 880 30 to
327 088036t0 381 088042to 551 0880571 088080to 8317

0880 85/86/881 088089to 927 088095-088098/991 088103to 0817
0881 20to 271 0881 44 to 501 0 881 90 to 92

SCREED FLOOR BOXES

1. BACK BOXES RANGE(cont.)

1.2 Adjustable back box reference number 0 880 80

1.2.1 Dimensions
0880 80 0 880 88/0 880 86

x4
0880 88 %
088086

152

NB : until stocks depletion, there is one extension kit reference number 0 880 87
which contains 2 X 0 880 88 + 1 X 0 880 86

1.2.2 Pouring concrete

Adapt the foam block number to the expected screed thickness

"

H= 55 mim mini
30 mm maxi

€2

v

B0 mm mini

"~ 125 mm maxi

x3

W

H- 110 mm mini
170 mim miaxi

\ w4 H . 150 mmmini
088088
0B80 86

\1 "~ 250 mm maxi
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Number(s): 0880 00 to 087 0880 15to 171 0880 20 to 251 0 880 30 to

SCREED FLOOR BOXES 327 088036t0 381 088042to 551 0880571 088080to 8371 0880
85/86/881 088089to 9271 088095-088098/991 088103to 087 0881
20to 277 0881 44 to 501 0881 90 to 92

1. BACK BOXES RANGE (cont.)

Fix the backboxes on the slab

@@?}
L=
8
fo
Do the 1% adjustment : push until reaching Broke the nut and clip it Use the nut and adjust precisely the floor
the necessary dimension (H) box height

I Ifthe back box is fed by pipes / conduits : Then insert conduits (figure B) between the foam blocks or drill if only 1
foam block (figure A)

x1

the conduits must NOT be placed between the foam and a

metallic part (on top or bottom) as this would degrade the
impermeability of the back box to the concrete to be poured.

30 < 3 < 45 mm.

Attach the conduits to the bridles © in order
to avoid their translation during the
concrete pouring
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Number(s): 0880 00 to 087 0880 15to 171 0880 20 to 251 0 880 30 to

SCREED FLOOR BOXES 327 088036to 3871 088042to5571 08805771 088080to83i 0880
85/86/881 088089to 9271 088095-088098/991 088103to 087 0881
20to 277 0881 44 to 501 0881 90 to 92

1. BACK BOXES RANGE (cont.)

If the back box is fed by underfloor trunkings

hmax=H-34mm

Then Push the trunking against the foam to the stop

The hei gh ttrunRiry é caictilatet dsdollows : hmax=Hi 34 mm (fAHO being the height of concret

Cut the adjustement feet (figure 4A) and poor the concrete (figure 4B).
Let dry and remove the 4 stickers (figure 5A) and screws that you have to keep for (figure 5B) and remove foam blocks (figure 5C)

M4x10 stainless steel countersunk
head screws to keep for adaptation
plates
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