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cabling output TV Radio IEC
ref structure iec 9.52 male 9.52female | SATTyPeF | SAT2TypeF Control
Class A 753057 Star (4—;;552(:V|BHZ) (950—224;1030MHZ) on SAT output 500mA
14dB 14dB
STAR TVSAT 753071 pass (4-862MHz) (950-2400MHz) on SAT output 500mA
2 10dB 10dB
7530 59 end (4-862MHz) (950-2400MHz) on SAT output 500mA
10dB 1008
TVR 753062 end (4-68 & 120-862MHz) | (87.5-108MHz)
148 14dB
753063 pass (4-68 & 120-862MHz) | (87.5-108MHz)
1508 1548 2dB
753052 Star (4-68 & 120-862MHz) | (87.5-108MHz) | (950-2400MHz) on SAT output 500mA
- 1508 7548 2dB
TvRsaT | 03058 | star2input | (4 6s g 120-862MHz) | (87.5-108MHz) | (4-2400MHz) on SAT output S00mA
10dB 10dB 10dB
753064 end (4-68 & 120-862MHz) | (87.5-108MHz) | (950-2400MHz) on SAT output 500mA
14dB 14dB 14dB
753065 pass (4-68 & 120-862MHz) | (87.5-108MHz) | (950-2400MHz) on SAT output 500mA
- 1548 1.5d8 2dB 2dB
TVRSATSAT | 753056 | star2input | -, 64 g 120-852MHz) | (87.5-108MHz) | (950-2400MHz) | (4-2400MHz) | o1 SAT output S00mA




