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310 [12.2] 8 [0.32] ‘ 3.5 [0.14]
350 [13.78] " 115 [4.53]
X 380 [14.96] ‘ 123 [4.84]
400 [15.75]
Dimensions in mm [inches]
Material:  Polycarbonate, fiberglass-reinforced Color: RAL 7035
E Supplier: Tool No: - Weight [kg]: 2.67 Volume:
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