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This translated document
does not have legal validity and

CERTIFICATE FOR cannot be used in isolation

CHINA COMPULSORY PRODUCT CERTIFICATION

CERTIFICATE NO.: 2025010305749951

NAME AND ADDRESS OF THE APPLICANT

LEGRAND FRANCE
159 RUE JEAN JOANNON - ZI DES TROIS MOULINS - 06606 ANTIBES - FRANCE

NAME AND ADDRESS OF THE MANUFACTURER
LEGRAND FRANCE
159 RUE JEAN JOANNON - ZI DES TROIS MOULINS - 06606 ANTIBES - FRANCE

NAME AND LOCATION OF THE FACTORY
LEGRAND FRANCE
LE PETIT TENDOS - 76690 FONTAINE LE BOURG - FRANCE

PRODUCT NAME,MODEL AND SPECIFICATION
Control Switch
22901,22902,22903,23051,23052,24241,24242,33D01,33D10,33E01C,33E10C  Ui:690V ( Screw and spring
terminals ) ,320V ( Plug-in terminal ) ;Uimp:6kV;
Ith:10A;AC-15:Ue/Ie:AC600V/1.2A,AC480V/1.5A,AC240V/3A,AC120V/6A;DC-13:Ue/le:D125V/0.55A,DC250V/0.27A,
DC400V/0.15A,DC600V/0.1A;IP20

STANDARDS AND TECHNICAL REQUIREMENTS FOR THE PRODUCTS
GB/T 14048.5-2017
This is to certify that the above mentioned product(s) complies with the requirements of
implementation rules for compulsory certification(REFNO. CNCA-C03-02:2024).
Valid from: Apr.03,2025 Valid until: Jan.15,2030
Date of original issued: Jan.16,2025

The certificate information and validity could be checked by scanning the QR code below or logging in to
the website of the issuing authority, or on the website of the CNCA (www.cnca.gov.cn).
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This page is attached to the certificate and should be used at the same time as the certificate page.
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