L1legrand
MCBs DX?[10000] - 16 kA

thermal magnetic circuit breakers from 1 A to 125 A - B and C curves

4088 69 4089 43 4088 90 4093 64

@[j Performance of DX® MCBs and auxiliaries p. 76-77

Conform to IEC 60898-1

Compatible with prong-type and fork type supply busbars (except 80 A, 100 A and 125 A MCBs)

Breaking capacity

- |[EC 60898-1 - 400 Vo

16 kA - [EC 60947-2 - 400 Vo

Can be equipped with DX® signalling and remote tripping auxiliaries, motorised controls (p. 73-74) and add-on modules (p. 71-72)

Pack  [ICatiNos 1 Single pole 230/400 V. Pack [ CatiNos 1 3-pole 400 VL
Nominal rfi\ting In(A) Number 01f modules Nominal rating In (A) Number of modules
1 2 1 1 2 3
1 3 1 1 3 3
1 4 1 1 4 3
10 6 1 i 6 3
10 10 1 1 10 3
10 13 1 1 13 3
10 16 1 1 16 3
10 20 1 1 20 3
10 25 1 1 25 3
10 32 1 1 32 3
1 40 1 1 40 3
1 50 1 1 50 3
| . 1 : 3
1 .
1 125 1.5 1 125 45
2-pole 230/400 V. 4-po|e 400 V~
Nominal rating In (A) Number of modules Nominal rating In (A) Number of modules
1 1 2 1 1 4
1 2 2 1 2 4
1 3 2 1 3 4
1 4 2 1 4 4
1 6 2 1 6 4
1 10 2 1 10 4
1 13 2 1 13 4
1 16 2 1 16 4
1 20 2 i 20 4
1 25 2 1 25 4
1 32 2 1 32 4
1 40 2 1 40 4
1 50 2 1 50 4
1 63 2 1 63 4
1 80 3 1 30 6
1 100 3 1 100 6
1 125 3 1 125 6

+- Supply busbars and modular
+Ij distribution blocks p. 297-299
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