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DPX?® 630

thermal magnetic release MCCBs from 250 to 630 A - fixing on plate

422002 422007

Dimensions p. 194-195
&) ;

Electrical characteristics p. 198

Moulded case MCCBs for switching, control isolation and protection of low voltage electrical lines
Can be fitted with auxiliaries (p. 184)

Can be used with earth leakage modules (p. 179) or with residual current relays (p. 185)

Supplied complete with:

- fixing screws

- connection plates for bars

- insulated shields (phase barriers)

Conform to IEC 60947-2 - Sealable adjustment

Can be mounted on plate in XL® and XL® S cabinets and enclosures

Pack  [IIGaENes " MCCBs thermal magnetic release - Pack  [IGaENes " MCCBs thermal magnetic release -
fixed version e fixed version (continued)
Thermal adjustable from 0.8 to 1 In Breaking capacity Icu 70 kA (400 V~)

Magnetic adjustable from 5 to 10 In In (A)
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+- DPX3-1 630 trip-free switches
++) b, 186

+- DPX® 630 magnetic release only
++) p. 187
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