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DCX-M changeover switches

from 400 A to 1600 A, auxiliaries and accessories
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431129 431133 431142 431165

Q[j Technical characteristics p. 245

Conform to IEC EN 60947-3

Moulded case design with frame parts of non - flammable glass fibre reinforced polyester with high mechanical and electrical track resistance and
with low water absorption

Knife - type contacts with self - wiping action on the contact surfaces, providing:

- under heavy starting currents or with short - circuit conditions, the contact pressure is increased

- shock and vibration proof contacts

Four breaking points per pole with two double - break contacts

Pack Cat.Nos Changeover switches Pack CatiNos'| Extended shafts
Size 3 Replace the standard rods supplied with the external
Connection wljir:mlutgs 10 e Egp%lgi,_mhfgoriquwed by the door distance
o last el Ty iy | pestion | Comecton 10 1605130, For DGXM 1000 A and 1250 A
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Safety key lock devices
Simple lock devices

2 431171 For DCX-M 400 A
/ 2 4311 72 For DCX-M 630 A and 800 A
ﬁl 2 4311 73 For DCX-M 1000 A and 1250 A
Il 2 4311 74 For DCX-M 1600 A
Size 4 ) . Double lock devices
Connection with lugs 2 431176 For DCX-M 400 A
1 4311091431129 630A |-O-1l | |ouT 2 431177 For DCX-M 630 A and 800 A
1 4311101431130 800 A [-O-l 4} g 4311 78 For DCX-M 1000 A and 1250 A

431179 For DCX-M 1600 A

Auxiliary contacts

For DCX-M between 40 and 1250 A
10 431155 1 NO +1NC
10 431156 2NO +2NC

For DCX-M 1600 A

Size 5
Connection with lugs
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1 4311111431131 1000A | 1-O-1 | |ouT 10 431157 1NO+1NC
1 4311121431132 1250A I-O-1l 10 4311588 2NO +2NC
Bridging links
i 3 431162 For DCX-M 1600 A
ﬁl" Rear protective plates
Size 6 431165 For DCX-M 400 A

Connection with lugs 431166 For DCX-M 630 A and 800 A
1 4311131431133 1600 A 1-0-1| e 431167 For DCX-M 1000 A and 1250 A
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' Mounting kits for DCX-M
For vertical mounting in XL?® 4000 enclosures
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Black rotary handl or DCX- and 125
20 4 311 46 FO?CDCE?(—EII\/II’&O%nA e 1 021125 For DCX-M 1600 A
; ig” 21“73 Eor Bgé—m ?gg(ﬁ:\ndf?&% A For horizontal mounting in XL* 4000 enclosures
or - an 1 -
> 4311 49 For DGX-M 1600 A 021129 For DCX-M 630 A and 800 A
External handles
Black rotary handles +++ SPX3-V vertical fuse carriers m
Supplied with standard rod ._j p. 265 : '
1 431141 For DCX-M 400 A
10 431142 For DCX-M 630 A and 800 A
5 431143 For DCX-M 1000 A and 1250 A :
2 431144 For DCX-M 1600 A £ (
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