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Red catalogue numbers: New products

XL3 S 4000
distribution enclosures and equipment

3 380 05 + 3 382 02
+ 3 382 03

3 380 06 + 3 382 03 x 2 3 380 403 380 07 + 3 382 03
+ 3 382 04

Doors, side or rear panels, supports for faceplates and functional uprights, to be ordered separately (except for corner enclosures). 
Enclosures supplied with corner pieces for plinth
Take protection devices up to 4000 A. Used to create assemblies certified IEC 61439-2
IP 30 without door
IP 40 with door; IP 43 with door and sealing kit Cat.No 3 379 51 (p. 355) 
External height 2000 or 2200 mm 
Capacity 16 modules/row (424 mm wide enclosures), 24 modules/row (574 mm or 800 mm wide enclosures with internal wiring sleeve, 36 modules/
row (774 mm wide enclosures) 
Usable faceplate height 1800 mm or 2000 mm

Pack Cat.Nos Enclosures height 2000 mm

Depth 400 mm

Faceplate height 
(mm)

Number of 
modules per row

Width (mm) 

total usable
1 3 380 01 1800 16 424 350
1 3 380 02 1800 24 574 500
1 3 380 03 1800 36 774 700

Depth 600 mm
1 3 380 05 1800 16 424 350
1 3 380 06 1800 24 574 500
1 3 380 07 1800 36 774 700

Depth 800 mm 
1 3 380 09 1800 16 424 350
1 3 380 10 1800 24 574 500
1 3 380 11 1800 36 774 700

Enclosures height 2200 mm

Depth 400 mm
Faceplate height 

(mm)
Number of 

modules per row
Width (mm) 

total usable
1 3 380 21 2000 16 424 350
1 3 380 22 2000 24 574 500
1 3 380 23 2000 36 774 700

Depth 600 mm
1 3 380 25 2000 16 424 350
1 3 380 26 2000 24 574 500
1 3 380 27 2000 36 774 700

Depth 800 mm
1 3 380 29 2000 16 424 350
1 3 380 30 2000 24 574 500
1 3 380 31 2000 36 774 700

Corner enclosures

Supplied with side panels, solid door and plinths

Height 2000 mm
For enclosure depth (mm)

1 3 380 40 400
1 3 380 41 600
1 3 380 42 800

Height 2200 mm
1 3 380 50 400
1 3 380 51 600
1 3 380 52 800

Pack Cat.Nos External cable sleeves

Fitted on either the right or left of enclosures using 
joining kits Cat.Nos 3 379 49/50

For enclosures height 2000 mm

Faceplate height 
(mm)

Width
total
(mm)

For enclosure
depth
(mm)

1 3 380 00 1800 350 400
1 3 380 04 1800 350 600
1 3 380 08 1800 350 800

For enclosures height 2200 mm
1 3 380 20 2000 350 400
1 3 380 24 2000 350 600
1 3 380 28 2000 350 800

Metal doors

Supplied with fixed handle

Height 2000 mm
For enclosures width (mm)

1 3 381 00 350
1 3 381 01 450
1 3 381 02 600
1 3 381 03 800

Height 2200 mm
1 3 381 10 350
1 3 381 11 450
1 3 381 12 600
1 3 381 13 800

Glass doors

Supplied with fixed handle

Height 2000 mm
For enclosures width (mm)

1 3 381 20 450
1 3 381 21 600
1 3 381 22 800

Height 2200 mm
1 3 381 30 450
1 3 381 31 600
1 3 381 32 800

Replacement handles for doors

1 3 397 13 For XL3 S 4000
1 3 397 18 Locking handle no. 405

Supplied with a set of 2 keys




