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P 17 Tempra Pro IP 44 - LV 16 and 32 A (continued)

Panel mounting sockets inclined outlet

Cat.Nos 5 551 84/85/86/88/89 and 5 552 84/85/86/88/89

Appliance inlets

Interlocked switched sockets with small flange

Ød d1 F G H I J K L

LV 16 A

2P+E - - 84 33.5 37.5 85 42 88.5 112.5

3P+E - - 84 35.5 38.5 93 42 91.5 118.5

3P+N+E - - 84 36.5 39.5 100 43.3 97 123.5

LV 32 A

2P+E
- - 94 41.5 45.5 110 47 102 131

3P+E

3P+N+E 8 36 94 42.5 46.5 117 47 107.5 138

Cat.Nos 0 575 84/88/89 and 0 582 84/88/89

Cat.Nos 0 573 00/02 and 0 573 20/22
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A B C D F G H CE Ø

LV 16 A

2P+E 0.168 84 84 72 72 77 126 34 M20 4.3

3P+E 0.232 84 84 72 72 84 134 34 M20 4.3

3P+N+E 0.256 84 84 72 72 91 141 34 M20 4.3

LV 32 A

2P+E
0.325 110 110 98 98 96 168 39 M25 5.3

3P+E

3P+N+E 0.364 110 110 98 98 102 168 39 M25 5.3
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16  A IP A IP A

2P+E 44 38 55 45

3P+E 44 38 55 45

3P+N+E 44 38 55 45

84

F

I

J
L

15°

H G 4.5

K

Ø d

d
1

Ø 76.2 Ø 4.2

7
0

70




