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P 17 Tempra Pro IP 66/67 - LV 63 AP 17 Tempra Pro IP 66/67
LV 16 and 32 A - mobile products

■ Dimensions ■ Characteristics

■ Dimensions

Straight plugs

Cat.Nos 5 553 24/25/26/28/29 and 5 554 34/35/36/38/39

Mobile sockets

Cat.Nos 5 553 04/05/06/08/09 and 5 554 14/15/16/18/19

Surface mounting sockets

Panel mounting sockets (inclined outlet) 

Appliance inlets 

A B Ø

LV 16 A

2P+E 146 to 157 72.5 6.5 to 14

3P+E 146 to 157 80.5 7.10 to 15.5

3P+N+E 163 to 176 89 8 to 20

LV 32 A

2P+E 172 to 185 93 8 to 20

3P+E 172 to 185 93 8 to 20

3P+N+E 179 to 189 100 11.9 to 22.2

A B C Ø

LV 16 A

2P+E 159 to 170 72.5 86 6.5 to 14

3P+E 159 to 170 80.5 93 7.1 to 15.5

3P+N+E 179 to 190 89 100 8 to 20

LV 32 A

2P+E 187 to 200 93 104 8 to 20

3P+E 187 to 200 93 104 8 to 20

3P+N+E 192 to 205 100 110.5 11.9 to 22.2

Terminal connection:
• Panel and surface mounting sockets
63 A: max. 1 x 25 mm2 rigid - 125 A: max. 1 x 70 mm2 rigid
• Appliance inlets:
63 A: max. 1 x 16 mm2 rigid - 125 A: max. 1 x 50 mm2 rigid
• Plugs and mobile sockets:
63 A: max. 1 x 16 mm2 flexible - 125 A: max. 1 x 50 mm2 flexible
IP 66/67 according to IEC 60529 and EN 60529
IK 09 according to IEC 62262 and EN 62262
Material: plastic
Self-extinguishing: 850 °C (support of active parts) / 650 °C (plastic 
housing)
Temp. rating: - 25 °C to + 40 °C. According to IEC 60309-1 and  
IEC 60309-2

Weight
(kg)

3P+E 0.900

3P+N+E 0.950

Weight
(kg)

3P+E 0.710

3P+N+E 0.770

Weight
(kg)

3P+E 1.540

3P+N+E 1.610

Cat.Nos 5 555 54/55/56/58/59

Cat.Nos 5 555 84/85/86/88/89

Cat.Nos 5 555 14/18/19
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