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618035 6180 96 6180 27 618038 618095

Material: Thermoplastic with glossy finish Material: Thermoplastic with glossy finish

Dimensions: 86 x 86 x 9.5 mm (1-gang) Dimensions: 86 x 86 x 9.5 mm (1-gang)

Supplied with 2 screws M3.5 for BS boxes Supplied with 2 screws M3.5 for BS boxes

Pack CatNos'| Dimmers Pack CatNos'| Television sockets

Conform to BS EN 60669-2-1 Single TV socket, female
500 W RL dimmer 10 EEEEE O White
Push ON/OFF and rotary dimmer - 50/60 Hz

1-gang 2-way :
- 60-500W (230 V) for halogen lamps with electronic

transformer with leading edge behaviour le TV socket, F-type

1 618031 O White 10 618026 O White
200 W LED + 300 W Incandescent Rotary dimmer Double TV socket, female + SAT, F-type
For all types of lamps: 10 6180 38 O White

- dimmable LEDs: 5 to 200 W LED (10 lamps max.
5to 37 W LED (100 V))

- dimmable compact fluorescent lamps: 5 to 75 VA
(10 lamps max. 5 to 37 VA (100 V))

TV-

R-SAT socket

- halogen with ferromagnetic or electronic 5 6180 32 O White
transformer: 5 to 300 VA /5 to 150 VA (100 V)

Eﬂuore)scent tube - ballast: 5 to 300 VA /5 to 150 VA @

100V

- halogen and incandescent 240 V~ 5 to 300 W/

5t0 150 W (100 V) Telephone sockets
When switched on, gradually (2 seconds) lights up BS master

at the level set before last switch-off 5 618095 O White

1 618035 _A O White
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RJ 11 socket

Active Power Bleeder 10 6180 97 O White

1 040149 Makes 2-wire electronic lighting control
% units without neutral compatible with
all commercially-available loads (LED,
compact fluorescent, ELV halogen
with ferromagnetic or electronic ballast, 230 V
halogen, fluorescent tube, incandescent)
Consumption 0.4 W

=

5-speed fan control

Conform to BS EN 60669-2-1
Fan control 240 V~_ - 50 Hz 100 VA

1 6 180 96 O White
|
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