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Pack Cat.Nos Dimmers

500 W RL dimmer
Push ON/OFF and rotary dimmer - 50/60 Hz
1-gang - 2-way :
- 60-500 W (127 V) for incandescent and halogen
lamps
- 60-600 VA (230 V) / 60-300 VA (127 V) for halogen
lamps with electronic transformer with leading edge
behaviour
- 60-500 VA (127 V) for halogen lamps with
ferromagnetic transformers

1 6 176 31  White
1 6 177 31  Anthracite
1 6 178 311

 Ivory

300 W RLC+LED dimmer
For all types of lamps:
- dimmable LEDs: 5 to 75 W LED (10 lamps max. 5 to 
37 W (127 V))
- dimmable compact fluorescent lamps: 5 to 75 VA 
(10 lamps max. 5 to 37 VA (127 V))
- halogen with ferromagnetic or electronic 
transformer: 5 to 300 VA / 5 to 150 VA (127 V)
- fluorescent tube - ballast: 5 to 300 VA / 5 to 150 VA 
(127 V))
- halogen and incandescent 240 VA: 5 to 300 W / 
5 to 150 W (127 V)
When switched on, gradually (2 seconds) lights up 
at the level set before last switch-off

1 6 176 35  White
1 6 177 35  Anthracite
1 6 178 351

 Ivory

Material: Thermoplastic with glossy finish
Dimensions: 86 x 86 x 9.5 mm (1-gang) 
Supplied with 2 screws M3.5 for BS boxes

6 176 35 6 176 83

BelankoTM S
dimmers and ventilation control

Pack Cat.Nos Active Power Bleeder

1 0 401 49 Makes 2-wire electronic lighting control
units without neutral compatible with
all commercially-available loads (LED,
compact fluorescent, ELV halogen

with ferromagnetic or electronic ballast, 230 V 
halogen, fluorescent tube, incandescent)
Consumption 0.4 W

Fan speed control

Conform to BS EN 60669-1

5-speed fan control
100 W for fan with overall diameter 48"

1 6 176 83  White
1 6 177 83  Anthracite
1 6 178 831

 Ivory

1: Available on request

Red catalogue numbers: New products




