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Pack Cat.Nos Double pole switches 20 A - 250 V±

With amber LED power indicator

1-gang 1-way - with earth link connector
8 2 824 08  White (Silver bar)
8 2 824 08-C  Matt Black (Electroplate bar)
8 2 824 08-C1  Rose Gold (Electroplate bar)
8 2 824 08-C2  Champagne (Silver bar)
8 2 824 08-C3  Dark Silver (Silver bar)

1-gang 1-way - with “water heater” 
marking - with earth link connector

8 2 824 14  White (Silver bar)
8 2 824 14-C  Matt Black (Electroplate bar)
8 2 824 14-C1  Rose Gold (Electroplate bar)
8 2 824 14-C2  Champagne (Silver bar)
8 2 824 14-C3  Dark Silver (Silver bar)

1-gang 2-way - with earth link connector
8 2 824 12  White (Silver bar)
8 2 824 12-C  Matt Black (Electroplate bar)
8 2 824 12-C1  Rose Gold (Electroplate bar)
8 2 824 12-C2  Champagne (Silver bar)
8 2 824 12-C3  Dark Silver (Silver bar)

Push-buttons 16 A - 250 V±

1-gang - with "bell" marking
8 2 824 11  White (Silver bar)
8 2 824 11-C  Matt Black (Electroplate bar)
8 2 824 11-C1  Rose Gold (Electroplate bar)
8 2 824 11-C2  Champagne (Silver bar)
8 2 824 11-C3  Dark Silver (Silver bar)

1-gang - without marking
8 2 824 10  White (Silver bar)
8 2 824 10-C  Matt Black (Electroplate bar)
8 2 824 10-C1  Rose Gold (Electroplate bar)
8 2 824 10-C2  Champagne (Silver bar)
8 2 824 10-C3  Dark Silver (Silver bar)

2-gang - without marking
8 2 824 91  White (Silver bar)
8 2 824 91-C  Matt Black (Electroplate bar)
8 2 824 91-C1  Rose Gold (Electroplate bar)
8 2 824 91-C2  Champagne (Silver bar)
8 2 824 91-C3  Dark Silver (Silver bar)

Galion
TM

switches, push-buttons

2 824 00-C3 2 824 02-C 2 824 04-C1 2 824 06-C2

Conform to IEC 60669-1 standard
Material: Polycarbonate front cover plates
Dimensions: 86 x 88 mm
Supplied with 2 screws M 3.5 for BS boxes. Supplied complete with plate

Pack Cat.Nos Single pole switches - 16 AX - 250 VA

1-gang 1-way
8 2 824 00  White (Silver bar)
8 2 824 00-C  Matt Black (Electroplate bar)
8 2 824 00-C1  Rose Gold (Electroplate bar)
8 2 824 00-C2  Champagne (Silver bar)
8 2 824 00-C3  Dark Silver (Silver bar)

1-gang 2-way
8 2 824 01  White (Silver bar)
8 2 824 01-C  Matt Black (Electroplate bar)
8 2 824 01-C1  Rose Gold (Electroplate bar)
8 2 824 01-C2  Champagne (Silver bar)
8 2 824 01-C3  Dark Silver (Silver bar)

1-gang - intermediate
8 2 824 13  White (Silver bar)
8 2 824 13-C  Matt Black (Electroplate bar)
8 2 824 13-C1  Rose Gold (Electroplate bar)
8 2 824 13-C2  Champagne (Silver bar)
8 2 824 13-C3  Dark Silver (Silver bar)

2-gang 1-way
8 2 824 02  White (Silver bar)
8 2 824 02-C  Matt Black (Electroplate bar)
8 2 824 02-C1  Rose Gold (Electroplate bar)
8 2 824 02-C2  Champagne (Silver bar)
8 2 824 02-C3  Dark Silver (Silver bar)

2-gang 2-way
8 2 824 03  White (Silver bar)
8 2 824 03-C  Matt Black (Electroplate bar)
8 2 824 03-C1  Rose Gold (Electroplate bar)
8 2 824 03-C2  Champagne (Silver bar)
8 2 824 03-C3  Dark Silver (Silver bar)

3-gang 1-way
8 2 824 04  White (Silver bar)
8 2 824 04-C  Matt Black (Electroplate bar)
8 2 824 04-C1  Rose Gold (Electroplate bar)
8 2 824 04-C2  Champagne (Silver bar)
8 2 824 04-C3  Dark Silver (Silver bar)

3-gang 2-way
8 2 824 05  White (Silver bar)
8 2 824 05-C  Matt Black (Electroplate bar)
8 2 824 05-C1  Rose Gold (Electroplate bar)
8 2 824 05-C2  Champagne (Silver bar)
8 2 824 05-C3  Dark Silver (Silver bar)

4-gang 1-way
8 2 824 06  White (Silver bar)
8 2 824 06-C  Matt Black (Electroplate bar)
8 2 824 06-C1  Rose Gold (Electroplate bar)
8 2 824 06-C2  Champagne (Silver bar)
8 2 824 06-C3  Dark Silver (Silver bar)

4-gang 2-way
8 2 824 07  White (Silver bar)
8 2 824 07-C  Matt Black (Electroplate bar)
8 2 824 07-C1  Rose Gold (Electroplate bar)
8 2 824 07-C2  Champagne (Silver bar)
8 2 824 07-C3  Dark Silver (Silver bar)

WATER HEATER

2 824 12
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