Lllegrand

Mallia™ Senses

electronic switches

Mallia™ Senses m

push-buttons

2812 00MB 2812 40DB

Conform to BS EN 60669-2-1

Dimensions: 86 x 86 mm

Supplied with 2 screws M 3.5 for BS boxes. Supplied as complete

product with protective film

Pack Cat.Nos

2 812 00BA
281200BB
2812 00CH
2812 00DB
2812 00DS
2812 00MB
2 812 00MW

[N

2812 40BA
281240BB
2812 40CH
2812 40DB
2812 40DS
2812 40MB
2 812 40MW

[

690

Touch switches 16 AX- 250 V~

For all types of lamps:
- LEDs with integrated electronic ballast:
max 500 W

- Incandescent and halogen lamps 230 VA:

max 3000 W

- ELV halogen and CFL lamps with
separate ferromagnetic ballast: max 2000
VA

- ELV halogen and CFL lamps with
ferromagnetic or electronic transformer:
max 2000 VA
- LEDs with separate electronic ballast:
max 1250 VA
- CFL lamps with integrated electronic
ballast: max 600 W
- Fluorescent lamps with inductive ballast:
max 600 W
Standby consumption: 0.1 W
1-gang 1-way switch with neutral
Brushed Aluminium
@ Brushed Black
Champagne
@ Dark Bronze
@ Dark Silver
@ Matt Black
O Matt White

Touch bell pushes 6 AX - 250 VL

Operate :
- 200 VA magnetic tong bell
1-gang
= Brushed Aluminium
] g @ Brushed Black
Champagne
@ Dark Bronze
@ Dark Silver
@ Matt Black
O Matt White

2810 40DB

Dimensions: 86 x 86 mm

Compact mechanism for greater wiring space

Supplied with 2 screws M 3.5 for BS boxes. Supplied as complete
product with protective film

Pack Cat.Nos Push-buttons 10 A - 250 V~
Conform to BS EN 60669-1
1-gang

5} 2 810 41BA Brushed Aluminium
5 2810 41BB @ Brushed Black

5 2810 41CH Champagne

5 2810 41DB @ Dark Bronze

5 2810 41DS @ Dark Silver

5 2810 41MB @ Matt Black

10 2810 41MW O Matt White

1-gang with bell symbol

5 2 810 40BA Brushed Aluminium
5 2810 40BB @ Brushed Black
5 2 810 40CH @ Champagne
5 2810 40DB @ Dark Bronze
5 2 810 40DS @ Dark Silver
5 2810 40MB @ Matt Black
10 2810 40MW O Matt White
2-gang
5 2 810 42BA Brushed Aluminium
5 2810 42BB @ Brushed Black
5 2 810 42CH @ Champagne
5 2810 42DB @ Dark Bronze
5 2810 42DS @ Dark Silver
5 2810 42MB @ Matt Black
10 2810 42MW O Matt White
3-gang
5 2810 43BA Brushed Aluminium
5 2810 43BB @ Brushed Black
5 281043CH m Champagne
5 2810 43DB @ Dark Bronze
5 2810 43DS @ Dark Silver
5 2810 43MB @ Matt Black
10 2810 43MW O Matt White
4-gang
5 2 810 44BA Brushed Aluminium
5 2810 44BB @ Brushed Black
5 2810 44CH m Champagne
5 2810 44DB @ Dark Bronze
5 2 810 44DS @ Dark Silver
5 2810 44MB @ Matt Black
10 2 810 44MW O Matt White

Red catalogue numbers: New products





