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Multi-outlet plugs and extensions for universal use

6 945 91 6 945 53

Pack Cat.Nos Multi-outlet plugs - 2P

To plug in a 2P+E wall-mounted socket outlet
 White/Light Grey

10 6 945 90 10 A - 230 V - 2300 W MAX
4 x 2P 2.5 A side outlets

10 0 494 00 16 A - 230 V - 3680 W MAX
4 x 2P 6 A side outlets

Multi-outlet plugs - 2P - with USB chargers

To plug in a 2P+E wall-mounted socket outlet
USB Type-A and USB Type-C ports: 3.0 A - 5.0 V - 
15 W MAX
Used for recharging smartphones, tablets and other 
electronic devices; charging cord not provided
Equipped with a smartphone support

 White/Dark Grey
10 6 945 91 5 A - 230 V - 1150 W MAX

2 x 2P 2.5 A side outlets

10 0 494 01 12 A - 230 V - 2760 W MAX
2 x 2P 6 A side outlets

Multi-outlet plugs - 2P+E

16 A - 230 V - 3680 W MAX

2 x 2P+E front outlets
10 6 945 16  White/Light Grey
10 6 945 17  Black/Dark Grey

3 x 2P+E front outlets
10 6 945 18  White/Light Grey
10 6 945 19  Black/Dark Grey

3 x 2P+E side outlets
10 6 945 20  White/Dark Grey
10 6 945 23  Alu finish/Dark Grey

3 x 2P+E side outlets - rotating
10 6 945 21  White/Dark Grey

2 x 2P+E side outlets - rotating - USB ports
USB Type-A and USB Type-C ports: 3.0 A - 5.0 V - 
15 W MAX

10 6 945 22  White/Dark Grey
10 6 945 24  Alu finish/Dark Grey

Multi-outlet extensions without cord

16 A - 230 V - 3680 W MAX
Equipped with socket outlets angled 45° (except for 
one angled 90° for plugging in a bulky transformer 
without locking out another socket)
Extra-flat: can be slid underneath furniture
To be cabled with a 3G 1.5 mm² cord

3 x 2P+E 
10 6 945 73  White/Light Grey
10 6 945 74  Black/Dark Grey

4 x 2P+E 
10 6 945 75  White/Light Grey
10 6 945 76  Black/Dark Grey

5 x 2P+E 
10 6 945 77  White/Light Grey
10 6 945 78  Black/Dark Grey

6 x 2P+E 
10 6 945 79  White/Light Grey
10 6 945 80  Black/Dark Grey

Pack Cat.Nos Multi-outlet extensions with cord

16 A - 230 V - 3680 W MAX
Equipped with socket outlets angled 45° (except for 
one angled 90° for plugging in a bulky transformer 
without locking out another socket)
Extra-flat: can be slid underneath furniture

3 x 2P+E - 1.5 m cord
10 6 945 49  White/Light Grey - 3G 1.5 mm²
10 6 945 50  Black/Dark Grey - 3G 1.5 mm²
10 6 945 51  White/Soft blue - 3G 1.5 mm²

3 x 2P+E - 3 m cord
10 6 945 59  White/Light Grey - 3G 1.5 mm²
10 6 945 60  Black/Dark Grey - 3G 1.5 mm²

3 x 2P+E - 5 m cord
10 6 945 67  White/Light Grey - 3G 1.5 mm²
10 6 945 68  Black/Dark Grey - 3G 1.5 mm²

4 x 2P+E - 1.5 m cord
10 6 945 52  White/Light Grey - 3G 1.5 mm²
10 6 945 53  Black/Dark Grey - 3G 1.5 mm²
10 6 945 54  White/Soft blue - 3G 1.5 mm²

4 x 2P+E - 3 m cord
10 6 945 61  White/Light Grey - 3G 1.5 mm²
10 6 945 62  Black/Dark Grey - 3G 1.5 mm²

4 x 2P+E - 5 m cord
10 6 945 69  White/Light Grey - 3G 1.5 mm²
10 6 945 70  Black/Dark Grey - 3G 1.5 mm²

5 x 2P+E - 1.5 m cord
10 6 945 55  White/Light Grey - 3G 1.5 mm²
10 6 945 56  Black/Dark Grey - 3G 1.5 mm²

5 x 2P+E - 3 m cord
10 6 945 63  White/Light Grey - 3G 1.5 mm²
10 6 945 64  Black/Dark Grey - 3G 1.5 mm²

5 x 2P+E - 5 m cord
10 6 945 71  White/Light Grey - 3G 1.5 mm²

6 x 2P+E - 1.5 m cord
10 6 945 57  White/Light Grey - 3G 1.5 mm²
10 6 945 58  Black/Dark Grey - 3G 1.5 mm²

6 x 2P+E - 3 m cord
10 6 945 65  White/Light Grey - 3G 1.5 mm²
10 6 945 66  Black/Dark Grey - 3G 1.5 mm²

6 x 2P+E - 5 m cord
10 6 945 72  White/Light Grey - 3G 1.5 mm²

For indoor use only
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