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German standard multi-support single and multiple socket outlets

Pack Cat.Nos Multi-support single socket outlets

For installation in flush-mounting box, surface-
mounting box, floor box, column module, desktop 
multi-outlet extension, office module and trunking 
2 modules

2P+E with shutters for child protection
10 2 782 11L  White - automatic terminals
10 2 782 13L  White - with special tap-off screw and 

4 mm2 screw terminals
10 2 782 18L  Red - automatic terminals
10 0 792 13  Alu - screw terminals
10 0 793 50L  Matt Black - automatic terminals
10 0 793 51L  Matt Black - screw terminals
10 0 787 02  White antimicrobial(2) - screw terminals
10 0 772 16  Green antimicrobial(2) - automatic terminals
10 0 772 17  Orange antimicrobial(2) - automatic terminals
10 0 772 20  Red antimicrobial(2) - screw terminals

2P+E without child protection
10 2 782 10L  White - screw terminals
10 0 793 60L  Matt Black - screw terminals

2P+E angled 45°
10 0 772 45  White - automatic terminals
10 0 793 55L  Matt Black - automatic terminals

2P+E tamperproof
10 2 780 14L  Red - screw terminals

To be used with the tamperproof  
insert Cat.No 0 502 99

2P+E with cover
10 0 772 19  White antimicrobial(2) - automatic 

terminals

2P+E with indicator
10 0 772 12  White antimicrobial(2) - automatic 

terminals
Indicator 230 V - 2.4 mA supplied

2P+E socket outlet with Type-C USB charger

Used to connect a device and fast charge a tablet or 
smartphone
USB Type-C charger 1.5 A/7.5 W - 5 V= incorporated 
on the front of the socket
3 x 2.5 mm² automatic tap-off terminals
Self-protected against overvoltages
Supplied complete with support, not compatible with 
mounting on multiple supports
Compatible with multigang wall mounting
2 modules

10 0 772 71L  White 
10 0 793 71L  Alu
10 0 791 71L  Matt Black

0 772 170 793 50L 2 782 52L0 772 19 0 793 71L

Pack Cat.Nos Multi-support multiple socket outlets

For installation in flush-mounting box, surface-
mounting box, floor box, column module, desktop 
multi-outlet extension and office module 
Inclined 45° - IK 07
Connection by automatic terminals

2 x 2P+E
For installation in flush-mounting box, surface-
mounting box, floor box, column module, desktop 
multi-outlet extension and office module 
Inclined 45° - IK 07
Connection by automatic terminals

10 2 782 52L  White
10 0 772 90  White - with indicator 230 V - 2.4 mA 

(supplied)
10 0 792 82  Alu
10 0 793 72L  Matt Black
10 0 772 72  Red
10 0 772 91  Red - with indicator 230 V - 2.4 mA 

(supplied)
10 0 772 81  Red - tamperproof. To be used with 

tamperproof insert Cat.No 0 502 99
10 0 772 92  Red - tamperproof, with indicator 

230 V - 2.4 mA (supplied). To be used 
with tamperproof insert Cat.No 0 502 99

2 x 2P+E - for DLP trunking
Screw terminals

10 2 786 02L  White 

3 x 2P+E
For installation in flush-mounting box, surface-
mounting box, floor box, column module, desktop 
multi-outlet extension and office module 
Inclined 45° - IK 07
Connection by automatic terminals

10 2 782 53L  White 
10 0 792 83  Alu
10 0 793 73L  Matt Black
10 0 772 73  Red
10 0 772 82  Red - tamperproof. To be used with 

tamperproof insert Cat. No 0 502 99

3 x 2P+E - for DLP trunking
Screw terminals

10 2 786 03L  White 

1: Contains a silver compound to prevent the growth of bacteria on 
the surface of the plate

Selection chart for boxes, supports and plates p. 1198-1199




