
Nedbox™
6012 00/01/02/03/04/40/41/42/43/44/61/62/63/64
HL12S - HL24S - HL36S - HL48S
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Legrand : 016 26
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Legrand : 016 29

6012 00
6012 40 6012 01

6012 41
6012 61
HL12S 6012 02

6012 42
6012 62
HL24S 6012 03

6012 43
6012 63
HL36S 6012 04

6012 44
6012 64
HL48S
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2

Ø 25 / 32

A
BRéf. 319 16

1 x 12 => 1 x 13
2 x 12 => 2 x 13
3 x 12 => 3 x 13
4 x 12 => 4 x 13

A B

50 x 100 mm, 50 x 130 mm

50 x 130 mm, 60 x 130 mm
50 x 190 mm, 60 x 190 mm

1 x 8, 1 x 12 :

2 x 12, 3 x 12, 4 x 12



3

Ø 4 - 4,5

2 x 12,  3 x 12,  4 x 12

2 x 12,  3 x 12,  4 x 12

1 x 8,  1 x 12

048 30/40/50

048 30/40/50



A

A B

B

2 x 12,  3 x 12,  4 x 12

2 x 12,  3 x 12,  4 x 12

1 x 8,  1 x 12

1 x 8,  1 x 12

CLIC

CLIC

CLIC

CLIC

1 x 8,  1 x 12

2 x 12,  3 x 12,  4 x 12

6012 26/
27/28/29

6012 05/06/07/08/09

6012 15/16/
17/18/19 014 91 013 89


