Datasheet RN
Single Adaptor with Twin USB Charger I

CAT. NO. D2USB, D2USB121 A brand of L1legrand’
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USB Charging Ports
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Cat. No. D2USB ‘ D2USB121
Nominal Supply Voltage 230 -240Va.c. 50Hz
USB Charging Capacity 2 x 2.1 A (total capacity) ‘ 4.8 A
Surge Protection 150 joules
Overload Protection 5.TA+02A
Standby Power Consumption <0.15W




Single Adaptor with Twin USB Charger

CAT. NO. D2USB, D2USB121

-y =

USB ChargingPorts
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FEATURES

B Maximum charging speed.
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A brand of L1legrand’

USB Charging Capacity

Standard USB Charger

1A

Charge 1 Smartphone

2.1A

Charge 2 Smartphones
or
Charge 1 tablet

HPM USB Charger

4.8A

Charge 2 Smartphones
or
Charges 1 tablet

B Charging capacity: Charge up to 2 Smartphones simultaneously

or charge 1 tablet.

B Compact design: Fit two in one double powerpoint.

B |deal for people on-the-go for charging multiple electronic devices.

Single Product

Cat. No. Barcode Dimensions (W x H x D)
D2USB 9321001427162 98 x 150 x 65 mm
D2USB121 9321001431435 120 x 65 x 160 mm
Inner Box (Qty 6)

Cat. No. Barcode Dimensions (W x H x D)
D2USB 9321001427292 460 x 206 x 75 mm
D2USB121 9321001431442 246 x 72 x 490 mm
Outer Box (Qty 36)

Cat. No. Barcode Dimensions (W x H x D)
D2USB 9321001427308 470 x 422 x 235 mm
D2USB121 9321001431459 514 x 238 x 505 mm

Legrand - Australia
1300 369 777
www.hpm.com.au
ABN 31000 102 661

Legrand - New Zealand
0800 476 009
www.hpm.co.nz

Refer to your group buying office, Legrand Sales Representative or
Legrand Sales Office for pricing.

Please note: specifications are subjected to change without prior notice.
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