Data Sheet ’\

VIVO™ :
4 Gang Switch, 10A A brand of Llegrand’

caTNo. EV770/4WE, EV770/4GR

EV770/4WE EV770/4GR
Cat No. EV770/4WE EV770/4GR
Description Vivo™ 4 Gang Switch, 10A
Colour White (WE) ‘ Dark Grey (GR)
Supply voltage 230-240V a.c.
Current rating 10A, 10AX (fluoro)
Plate size (W x H x D) 119 x 85 x 10mm
Mounting centres 84mm
Compliance AS/NZS 3133




VIVO™

4 Gang Switch, 10A

catNo. EV770/4WE, EV770/4GR

EV770/4WE

B Fluoro rated up to 10AX
B More fixing options - 4 corners
B Oval 84mm fixing points - make it easier to

EV770/4GR

straighten products at the last minute

Glass and tile cut-out dimensions:
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A brand of L1legrand’

Single product (Qty 1)

Cat No. Barcode Dimensions (W x H)
EV770/4WE 9321001465492 133 x 264mm
EV770/4GR 9321001465553 133 x 264mm

Inner box (Qty 10)

Cat No. Barcode Dimensions (W x H x D)
EV770/4WE 9321001466741 163 x 174 x 124mm
EV770/4GR 9321001466802 163 x 174 x 124mm
Outer box (Qty 120)

Cat No. Barcode Dimensions (W x H x D)
EV770/4WE 9321001467984 387 x 272 x 515mm
EV770/4GR 9321001468042 387 x 272 x 515mm

MULTIWAY SWITCHING 2 SWITCHES

Refer to your group buying office, Legrand Sales Representative or

Legrand Sales Office for pricing.

Please note: specifications are subject to change without prior notice.
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