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BelankoTM 
Surface-mouting boxes
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Cat. No(s): 6 133 49/50/51

5. TECHNICAL CHARACTERISTICS

 5.1 Material characteristics
Thermoplastic 
Colour: White T084
Halogen free
Self-extinguishing:  650° C / 30 s 

 5.2 Climatic characteristics
Storage temperature: - 10° C to + 70° C

6. CLEANING

Clean the surface with a cloth.
Do not use acetone, tar-removing cleaning agents or trichloroethylene.

7. STANDARDS AND APPROVALS

Conform to BS 5733

1. USE

Horizontal or vertical mounting. 
Boxes receive composable mechanisms.

2. RANGE

3. OVERALL DIMENSIONS (mm)

Cat. Nos A B C

6 133 49 86 32 35

6 133 50 86 86 35

6 133 51 86 146 35

6 133 49 Architrave surface mounting box

6 133 50 1 gang surface box - supplied with earth terminal

6 133 51 2 gang surface box - supplied with earth terminal
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