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Floor cable grommet
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1. USE
125 mm aluminium grommet
Allows power, data and flexible conduit up to 25 mm
to pass safely through raised access floor
Floor depth : 25 to 55 mm
Access grommet depth 60 mm (95 mm when back box included)
Secured by quarter-turn fasteners

2. RANGE

4.1 Mechanical characteristics
Impact tests:  IK 08
Protection against solid/bodies and liquids : IP 20

4.2 Material characteristics
Cast Aluminium body
Injection moulded plastic Nylon 66 with neoprene cable gasket lid

3. DIMENSIONS (mm)

Designation dark grey

Floor cable grommet 0 89 307

3. DIMENSIONS (mm) (continued)

4. GENERAL CHARACTERISTICS


