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Horizontal supply busbars prong-type or fork-type

Technical sheet: F04448EN-02	 Updated on: 15/01/2026	 Created on: 14/03/2025

Cat.Nos: 
4 049 26 - 4 049 28 - 4 049 33 - 4 049 36

4 049 37 - 4 049 46 to 4 049 55 - 4 049 56 to 4 049 65
4 049 68 - 4 049 69

128, av. du Maréchal-de-Lattre-de-Tassigny - 87045 LIMOGES Cedex
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  1. USE
Horizontal supply busbars prong-type or fork-type allowing the 
electrical supply a row or group of devices.

  2. RANGE

2.1	  Prong-type busbars

Cat.Nos Old Cat.
Nos Designation

Cross-
section 
in mm²

Max 
dissipated 

power in W

4 049 26 - Prong-type busbars 
13 modules 1P 16 1,1

4 049 28 - Prong-type busbars 
18 modules 1P 16 1,6

4 049 33 - Prong-type busbars 
37 x 1,5 module (1 meter) 16 5

4 049 37 - Prong-type busbars
 57 modules (1 meter) 1P 16 5

4 049 46 4 049 38 Prong-type busbars 
6 modules 2P 10 0,6

4 049 47 4 049 39 Prong-type busbars 
28 modules 2P 16 5

4 049 48 4 049 40 Prong-type busbars 
balanced 6 modules 2P 10 0,6

4 049 49 4 049 66 Prong-type busbars 
balanced 9 modules 2P 10 1,6

4 049 50 4 049 41
Prong-type busbars 

balanced 28 modules 
(1 meter) 2P

16 5

4 049 51 4 049 42 Prong-type busbars 
4 modules 3P 10 0,9

4 049 52 4 049 43 Prong-type busbars 
19 modules 3P 16 15

4 049 53 4 049 34
Prong-type busbars for 

aux. 16 modules 
(1 meter) 3P

16 15

4 049 54 4 049 44 Prong-type busbars 
3 modules 4P 10 3,9

4 049 55 4 049 45 Prong-type busbars 
14 modules (1 meter) 4P 16 18,5

2.2	  Fork-type busbars

Cat.Nos Old Cat.
Nos Designation

Cross-
section 
in mm²

Max 
dissipated 

power in W

4 049 36 4 049 20 Fork-type busbars 
14 modules (1 meter) 4P 16 20

4 049 56 4 049 11 Fork-type busbars 
12 modules 1P 10 1,1

4 049 57 4 049 12 Fork-type busbars 
57 modules (1 meter) 1P 16 5

4 049 58 4 049 13 Fork-type busbars 
6 modules 2P 10 2,1

4 049 59 4 049 14 Fork-type busbars 
28 modules (1 meter) 2P 16 10

4 049 60 4 049 15 Fork-type busbars 
balanced 6 modules 2P 10 2,1

4 049 61 4 049 67 Fork-type busbars 
balanced 9 modules 2P 10 3,3

4 049 62 4 049 16
Fork-type busbars 

28 modules 2P balanced 
on 3 phases

16 10

4 049 63 4 049 17 Fork-type busbars 
4 modules 3P 10 3,2

4 049 64 4 049 18 Fork-type busbars 
19 modules (1 meter) 3P 16 15

4 049 65 4 049 87 Fork-type busbars 
12 x 1,5 module 3P 16 15

4 049 68 4 049 10 Fork-type busbars for aux. 
16 modules (1 meter) 3P 16 15

4 049 69 4 049 19 Fork-type busbars 
3 modules 4P 10 20

  3. TECHNICAL DATA

3.1	  Electrical characteristics
- Nominal current (Ie): 63 A
- Nominal voltage (Ue): 400 VA
- Insulation voltage: 400 VA
- Impulse voltage (Uimp): 6 kV
- Short circuit current (Icc): 10 kA
- Dielectric according to NF EN 60898-1 at 2 000 VA

3.2	  Material characteristics
- Insulating: PC + ABS, grey colour RAL7037 
- Busbar: copper
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  3. TECHNICAL DATA (continued) 

	 3.2	  Material characteristics (continued)

Fire resistance: 960°C (30s) according to IEC 60695-2-1.

Heat resistance: conforms to ball resistance 125°C according to NF EN 
60898-1.

Pollution degree: 3 according to IEC 60947-7-1.

Protection degree: IP20 with insulation end caps and prong protection.

3.3	  Climate characteristics

- Storage temperature: -20°C à +70°C 
- Mounting temperature: -20°C à +50°C  
- Operating temperature: -20°C à +50°C

  4. MOUNTING 

4.1	  Supply upstream with prong-type busbars		       

4.2	  Supply downstream with fork-type busbars	

  5. ACCESSORIES

5.1	  End caps

Cat.Nos Designation

4 049 70 End caps for fork-type busbars 
Cat.Nos 4 049 56/57

4 049 71 End caps for prong-type busbars 2P length 6 modules 
Cat.Nos 4 049 46/58

4 049 72 End caps for prong-type busbars 2P length 1 meter 
Cat.Nos 4 049 47/59

4 049 73 End caps for prong-type busbars 
Cat.Nos 4 049 48/49/54/60/61/69

4 049 74 End caps for fork-type busbars Cat.Nos 4 049 36/50/55/62

4 049 75 End caps for prong-type busbars 3P length 4 modules 
Cat.Nos 4 049 51/63

4 049 76 End caps for prong-type busbars 3P length 1 meter 
Cat.Nos 4 049 52/53/64/65/68

4 049 88 Protection of prong-type supply busbars single pole

4 049 89 Protection of supply busbar ends for 1P/1P+N

5.2	  End caps for prong-type busbars

Example Cat.No 4 049 71

Cat. Nos prong-type End caps to use

4 049 26 4 049 88 ou 4 049 89

4 049 28 4 049 88 ou 4 049 89

4 049 33 4 049 88 ou 4 049 89

4 049 37 4 049 88 ou 4 049 89

4 049 46 4 049 71

4 049 47 4 049 72

4 049 48 4 049 73

4 049 49 4 049 73

4 049 50 4 049 74

4 049 51 4 049 75

4 049 52 4 049 76

4 049 53 4 049 76

4 049 54 4 049 73

4 049 55 4 049 74

5.3	  End caps for fork-type busbars

Example Cat.No 4 049 74

Cat. Nos fork-type End caps to use

4 049 36 4 049 74

4 049 56 4 049 70

4 049 57 4 049 70

4 049 58 4 049 71

4 049 59 4 049 72

4 049 60 4 049 73

4 049 61 4 049 73

4 049 62 4 049 74

4 049 63 4 049 75

4 049 64 4 049 76

4 049 65 4 049 76

4 049 68 4 049 76

4 049 69 4 049 73
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	  5. 	ACCESSORIES (continued)

5.4	  Entry terminals

Cat.No 4 049 04	 Cat.No 4 049 05		  Cat.No 4 052 08

Cat.No 4 049 06

Cat.Nos Designation

4 049 04 Entry terminal 25 mm² for fork-type busbars

4 049 05 Connection terminal (for screw-type terminal products) 
from 4 mm² to 25 mm² for universal single-pole comb

4 049 06 Connection terminal (for screw-type terminal products) 
from 6 mm² to 35 mm² for traditional comb

4 052 08 Connection terminal (for screw-type terminal products) 
from 4 mm² to 25 mm² for multipole comb

Example of installation of the Cat.No 4 049 06 entry terminal:

  6. MARKING

6.1	  Prong-type busbars

Cat.Nos Marking

4 049 26 Blue N/Black P

4 049 28 Blue N/Black P

4 049 33 Blue N/Black P

4 049 37 Blue N/Black P

4 049 46 N

4 049 47 N

Cat.Nos Marking

4 049 48 N      I      N      II      N      III

4 049 49 N      I      N      II      N      III

4 049 50 N      I      N      II      N      III

4 049 51 I       II       III

4 049 52 I       II       III

4 049 53 I       II       III

4 049 54 N       I       II       III

4 049 55 N       I       II       III

6.2	  Fork-type busbars

Cat.Nos Marking

4 049 36 N       I       II       III

4 049 56 -

4 049 57 -

4 049 58 N

4 049 59 N

4 049 60 N      I      N      II      N      III

4 049 61 N      I      N      II      N      III

4 049 62 N      I      N      II      N      III

4 049 63 I       II       III

4 049 64 I       II       III

4 049 65 I       II       III

4 049 68 I       II       III

4 049 69 N       I       II       III

  7. NORMS AND REGULATIONS

RoHS: Compliance with the 2011/65/EU Directive (RoHS), as modified 
by the 2015/863/EU Delegated Directive, on the restriction of the use of 
certain hazardous substances in electrical and electronic equipment. 

REACH: The substances identified as SVHC (Substances of Very High 
Concern) according to the REACH Regulation (1907/2006), if present 
in the products at a concentration above 0.1% weight by weight, are 
declared inside the European SCIP database. At the date of publication 
of this document none of the substance listed in the annex XIV is found 
in this product.

WEEE: WEEE Directive (2012/19/EU): the sale of this product includes a 
contribution to the appointed environmental bodies of each European 
country in charge of handling, at the end of their life, the products 
falling within the scope of the EU Directive on Electrical and Electronic 
Equipment Waste

Packaging: Design and manufacture of packaging compliant with 
European Directive 94/62/CE.

  8. OTHER INFORMATION

For further technical information, please contact Legrand technical 
support.
Unless otherwise indicated, data reported in this document refers 
exclusively to test conditions according to product standards.
For different conditions of use of the product, inside electrical 
equipment or in any different installation context, refer to the 
regulatory requirements of the equipment, local regulations and design 
specifications of the system.

https://www.legrand.com/en/world-presence
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