COUV CROIX P31 CX 75a 400 INOX 304L
Cover for cross P31 W75 to W400 SS304L
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REF CODE L /L EP / TH L1/ L1 c/ C R / R

(mm) (inch) (mm) (inch) (mm) (inch) (mm) (inch) (mm) (inch)

P31 CX 75 346 294 75 | 292" | 0.8 |0.032"| 333 |13.11| 30 | 1.18" | 100 | 3.94"

P31 CX 100 346295 | 100 | 3.94" | 0.8 |go32'| 358 |14.11"[ 30 | 1.18" | 100 | 394

P31 CX 150 346 296 150 | 591" | 0.8 |0.032"| 408 |16.08"| 30 | 1.18" | 100 | 3.94"

P31 CX 200 346297 | 200 | 787" | 0.8 |0.032"| 458 |[18.05"| 30 | 118" | 100 | 3.04"

Material Standard

P31CX300 | 346298 | 300 |1181"| 1 |oo0ser| 558 [2199"| 30 | 4 e | 100 | 394"

X2 CrNi 18-9 EN 10 088-2

P31 CX 400 346299 | 400 |15.75"] 1 |0.039"| 798 |31.44"| 50 | 1.97" | 150 | 5.91"
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