CHT PL CONV P31 OR H75 75 a 600 GC | 1 g |casLe
OUTSIDE RISER P31 75x75 to 600 HDG | =1iegrand | yanaceMenT

FT0601-3 | 10 16

78mm
(3.07")

7mmx10mm
(0.28"110.39")

REF CODE L /L A /A B /B Cc /C R /R

(mm) (inch) (mm) (inch) (mm) (inch) (mm) (inch) (mm) (inch)

P31 OR 75x75 343 046 75 |(292")| 0.8 |(0.032") 1 [(0.039") 30 |(1.18")| 100 |(3.94")

P31 OR 75x100 343 047 100 |(3.94"| 0.8 |(0.032" 1 [(0.039") 30 |(1.18")] 100 |(3.94")

P31 OR 75x150 343 048 150 |(5.91")| 0.8 |(0.032") 1 |(0.039") 30 |(1.18")] 100 |(3.94")

P31 OR 75x200 343 049 200 |(5.91")| 0.8 ((0.032") 1 |(0.039")| 30 |(1.18")| 100 |(3.94")

P31 OR 75x300 | 343050 | 300 |z87)| 1 |oose| 1 |oosen| 30 |18 100 | 3ean|| Material | Standard | Finishes | Standard

Class 6
P31 OR 75x400 | 343051 | 400 |(11.81mf 1 |©0.039") 1 [©0.039) 50 |(1.97| 171 |6.73" || s 235 JR | EN 10 025-2 HDG according to

CEI 61537

P31 OR 75x500 343 052 500 |(19.69") 1 [(0.039") 1 |(0.039")| 50 |(1.97")| 171 |(6.73")

P31 OR 75x600 343 053 600 |(23.62") 1 [(0.039M) 1 |(0.039") 50 |(1.97")| 171 |(6.73")
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