CABLE

L legrand’

MANAGEMENT

21500 MONTBARD

Phone : 03.80.89.58.15 — Fax : 03.80.92.09.67

P31 - COUV. CHGT PLAN CONCAVE 90D
P31 - COVER INSIDE RISER 90D

(e @

Reference(s) : 480889/90/91/92/93/96/97/98
Iltems(s) : 482889/90/91/92/93/96/97/98

-i 75 -> 300 mm J

-i 400 -> 600 mmJ
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1. GAMME/RANGE
P31 - COUV. CHGT PLAN CONCAVE 90D GS
P31 - COVER INSIDE RISER 90D PG
L Poids | Epaisseur B Morme matiére . o :
Designation . i Matiere Finition Morme Finition  |Borniers de terre
o Code | Weight | Thickness . Standard Raw ) .
Description Row Material ) Coating | Standard Coaoting | Earth connector
(Kg) {mm) Material
P31 - COUY. CHGT PLAN CONCAVE 90D W75 GS
480889 0,15 07 DX51D0 + 2200 EN 10346 GS/PG/Z EN 10346 N
P31 - COVER INSIDE RISER 90D W75 PG
P31 - COUY. CHGT PLAN CONCAVE 900 W100 G5
480830 0,18 0,7 DX510 + 2200 EN 10346 GS/PG/Z EN 10346 N
P31 - COVER INSIDE RISER 90D W100 PG
P31 - COUW. CHGT PLAN CONCAVE 900 W150 GS
480891 0,26 07 DX510 + Z200 EN 10345 GS/PG/Z EN 10345 N
P31 - COVER INSIDE RISER 90D W150 PG
P31 - COUY. CHGT PLAN COMNCAVE 900 W200 GS
480892 0,34 07 DX51D + 2200 EN 10346 GS/PG/Z EN 10346 N
P31 - COVER INSIDE RISER 90D W200 PG
P31 - COUY. CHGT PLAN COMNCAVE 900 W300 G5
480893 0,5 07 DX51D0 + 2200 EN 10346 GS/PG/Z EN 10346 N
P31 - COVER INSIDE RISER 500 W300 PG
P31 - COUY. CHGT PLAN CONCAVE 900 W400 G5
480836 0,58 07 DX510 + Z200 EN 10348 GS/PG/Z EN 10345 Y
P31 - COVER INSIDE RISER 90D W400 PG
P31 - COUW. CHGT PLAN CONCAVE 900 W500 G5
480897 0,73 07 DX51D + 2200 EN 10346 GS/PG/Z EN 10346 ¥
P31 - COVER INSIDE RISER 50D W500 PG
P31 - COUY. CHGT PLAN CONCAVE 90D WE00 G5
480893 0,87 07 DX51D0 + 2200 EN 10346 GS/PG/Z EN 10346 Y
P31 - COVER INSIDE RISER 90D W600 PG
Classe de résistance contre la corrosion 3 (IEC 61537)
Corrosion resistance classification 3 (IEC 61537)
P31 - COUV. CHGT PLAN CONCAVE 90D GC
P31 - COVER INSIDE RISER 90D HPG
. . Poids Epaisseur B MNorme matiére o o .
Designation ) . Matiére Finition Norme Finition  |Borniers de terre
o Code Weight | Thickness . Standard Row ) )
Description Raw Material ) Coating | Standard Coating | Earth connector
(Kg) {mm) Material
P31 - COUV. CHGT PLAN CONCAVE 30D W75 GC
482889 0,17 07 DCo1 EN 10130 GC/HDG/C IS0 1461 N
P31 - COVER INSIDE RISER 90D W75 HDG
P31 - COUV. CHGT PLAN CONCAVE 300 W100 GC
482890 0,20 07 DCo1 EN 10130 GC/HDG/C 150 1461 N
P31 - COVER INSIDE RISER 900 W100 HDG
P31 - COUY. CHGT PLAN CONCAVE 90D W150 GC
482891 0,25 07 DCo1 EN 10130 GC/HDG/C 150 1461 N
P31 - COVER INSIDE RISER 50D W150 HDG
P31 - COUY. CHGET PLAN CONCAVE 90D W200 GC
482832 0,37 07 DCo1 EN 10130 GC/HDG/C 150 1461 N
P31 - COVER INSIDE RISER 50D W200 HDG
P31 - COUV. CHGT PLAN CONCAVE 300 W300 GC
482893 0,55 07 DCo1 EN 10130 GC/HDG/C IS0 1461 N
P31 - COVER INSIDE RISER 50D W300 HDG
P31 - COUY. CHGT PLAN CONCAVE 90D W400 GC
482896 0,64 07 DCo1 EN 10130 GC/HDG/C 150 1461 H
P31 - COVER INSIDE RISER 80D W400 HDG
P31 - COUY. CHGT PLAN CONCAVE 90D W500 GC
482837 0,30 0,7 DCo1 EN 10130 GC/HDG/C IS0 1461 H
P31 - COVER INSIDE RISER 500 W500 HDG
P31 - COUV. CHGT PLAN CONCAVE 300 WE00 GC
482833 0,96 07 DCo1 EN 10130 GC/HDG/C IS0 1461 H
P31 - COVER INSIDE RISER 50D WE00 HDG

Classe de résistance contre la corrosion 6 (IEC 61537)
Corrosion resistance classification 6 (IEC 61537)
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CABLE
MANAGEMENT

L legrand’
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P31 - COUV. CHGT PLAN CONCAVE 90D
P31 - COVER INSIDE RISER 90D

Ce@

Reference(s) : 484819/20/21/22/23/24/--126
Iltems(s) : 488130/31/32/33/34/35/36/37

-i 75 -> 300 mm J

-i 400 -> 600 mmJ
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1. GAMME/RANGE
P31 COUV. CHGT PLAN CONCAVE 90D RAL9010
P31 COVER INSIDE RISER 90D RAL90710
Desiznati Poids | Epaisseur Matia Norme matiere Finiti N Finiti Borniers de t
esignation atiére inition orme Finition |Barniers de terre
g. i Code | Weight | Thickness ] Standard Raw ] i
Description Raw Material ) Coating | Standard Coating | Earth connector
(Kg) {mm) Material
P31 - COUV. CHGT PLAN CONCAVE 90D W75 RALS010
484819 0,15 07 DX51D EN 10346 RAL 9010 N
P31 - COVER INSIDE RISER 20D W75 RALS010
P31 - COUV. CHGT PLAN CONCAVE 90D W100 RALS010
484820 0,19 07 DX51D EN 10346 RAL 9010 N
P31 - COVER INSIDE RISER 90D W100 RALS010
P31 - COUV. CHGT PLAN CONCAVE 90D W150 RALSO1D
434821 0,27 07 DX51D EN 10346 RAL 3010 N
P31 - COVER INSIDE RISER 50D W150 RALSDIO
P31 - COUV. CHGT PLAN CONCAVE 90D W200 RALS010
484822 0,35 07 DX51D EN 10346 RAL 9010 N
P31 - COVER INSIDE RISER 50D W200 RALSD10
P31 - COUV. CHGT PLAN CONCAVE 90D W300 RALS010
484823 0,51 07 DX51D EN 10346 RAL 9010 N
P31 - COVER INSIDE RISER 90D W300 RALS010
P31 - COUV. CHGT PLAN CONCAVE 90D W400 RALSD10D
434824 0,67 0,7 DX51D EN 10346 RAL 3010 Y
P31 - COVER INSIDE RISER 90D W400 RALS010
P31 - COUV. CHGT PLAN CONCAVE 90D WEDD RALSDLD
434826 0,97 07 DX¥51D EN 10346 RAL G010 Y
P31 - COVER INSIDE RISER 50D WE00 RALSD10
Classe de résistance contre la corrosion 3 (IEC 61537)
Corrosion resistance classification 3 (IEC 61537)
P31 COUV. CHGT PLAN CONCAVE 90D INOX 316L
P31 COVER INSIDE RISER 90D S5316L
Designati Poids Epaisseur Matia Norme matiére initi N initi Borniers de t
esignation ] ) atiére inition orme Finition |Borniers de terre
g, i Code | Weight | Thickness i Standard Raw ) i
Description Raw Material ) Coating | Standard Coating | Earth connector
(Kg) {mm) Material
P31 - COUV. CHGT PLAN CONCAVE 90D W75 INOX 316L ¥2CrhiMo17-
488130 0,16 07 EN 10088 553161 EN 10088 Y
P31 - COVER INSIDE RISER 80D W75 553161 12-2(1,4404)
P31 - COUV. CHGT PLAN CONCAVE 30D W100 INOX 316L K2CrNiMel17-
438131 0,19 07 EN 10088 55316L EM 10088 A
P31 - COVER INSIDE RISER 90D W100 553161 12-2(1,4404)
P31 - COUV. CHGT PLAN CONCAVE 90D W150 INOX 316L ¥2CrhiMo17-
488132 0,27 07 EN 10088 553161 EM 10088 ¥
P31 - COVER INSIDE RISER 200 W150 553161 12-2(1,4404)
P31 - COUV. CHGT PLAN CONCAVE 90D W200 553161 ¥2CrhiMo17-
488133 0,35 07 EN 10088 553161 EN 10088 Y
P31 - COVER INSIDE RISER 50D W200 553161 12-2(1,4404)
P31 - COUV. CHGT PLAN CONCAVE 30D W300 INOX 316L K2CrNiMel17-
488134 0,51 07 EN 10088 55316L EM 10088 A
P31 - COVER INSIDE RISER 90D W300 553161 12-2(1,4404)
P31 - COUV. CHGT PLAN CONCAVE 90D W400 INOX 316L ¥2CrhiMo17-
488135 0,67 07 EN 10088 553161 EM 10088 ¥
P31 - COVER INSIDE RISER 200 W400 553161 12-2(1,4404)
P31 - COUV. CHGT PLAN CONCAVE 90D WS00 INOX 316L X2CrhiMo17-
488136 0,82 07 EN 10088 553161 EN 10088 Y
P31 - COVER INSIDE RISER 50D W500 553161 12-2(1,4404)
P31 - COUV. CHGT PLAN CONCAVE 30D WeDD INOX 316L X2CrNiMol7-
438137 0,97 0,7 EN 10088 88316L EM 10088 Y
P31 - COVER INSIDE RISER 50D W&00 553161 12-2 (1,4404)

Classe de résistance contre la corrosion 9B (IEC 61537)
Corrosion resistance classification 98 (IEC 61337)
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CABLE
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P31 - COUV. CHGT PLAN CONCAVE 90D

P31 - COVER INSIDE RISER 90D

Reference(s): 480889/90/91/92/93/96/97/98

Item(s):

482889/90/91/92/93/96/97/98
484819/20/21/22/23/24/--/26

488130/31/32/33/34/35/36/37

2. DIMENSIONS (mm)

Largeur

Rayon

Designation N ) L1 L2
b g, i Width Radius ( ) ( )
escription mm mm
P (Wmm) | (mm)
P31 - COUV. CHGT PLAN CONCAVE 90D W75
79,4 100
P31 - COVER INSIDE RISER 900 W75
P31 - COUV. CHGT PLAN COMCAVE S0D W100
1024 100
P31 - COVER INSIDE RISER 30D W100
P31 - COUV. CHGT PLAN COMCAVE 90D W150
152,4 100
P31 - COVER INSIDE RISER 80D W150
P31 - COUV. CHGT PLAN COMNCAVE S0D W200
2024 100
P31 - COVER INSIDE RISER 80D W200
184 184
P31 - COUV. CHGT PLAN COMNCAVE 90D W300
3024 100
P31 - COVER INSIDE RISER 90D W300
P31 - COUV. CHGT PLAN COMNCAVE 90D W400
4024 100
P31 - COVER INSIDE RISER 90D W400
P31 - COUV. CHGT PLAN CONCAVE 90D W500
5024 100
P31 - COVER INSIDE RISER 80D W500
P31 - COUV. CHGT PLAN CONCAVE 90D W6E00
502,4 100
P31 - COVER INSIDE RISER 80D W&00
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