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1. DESCRIPTION AND APPLICATIONS 

Polyamide hexagonal locknut with limited overall dimensions to be 

used also in narrow spaces. It can be used with all types of 

connectors and guaranteed good mechanical and thermal 

performances. To assure the best sealing performances the use of 

gasket is recommended.  

 

2. DIMENSIONS AND COMPATIBILITY 

Dimensions and packaging: 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

Item 

GREY 

RAL7001 

Thread 

Dimensions [mm] 
Pack 

 [pcs] CH S øD 

386571 M12 19,0 5,0 21,0 50 

386572 M16 22,0 5,0 24,0 50 

386573 M20 26,0 6,0 28,0 50 

386574 M25 32,0 6,0 35,0 50 

386575 M32 41,0 7,0 43,0 25 

386576 M40 50,0 7,0 56,0 25 

386577 M50 60,0 8,0 66,0 10 

386578 M63 75,0 8,0 81,0 10 
 

  

Item 

GREY 

RAL7001 

Thread 

Dimensions [mm] 
Pack 

 [pcs] CH S øD 

386561 PG7 19,0 5,0 21,0 50 

386562 PG9 22,0 5,0  24,0 50 

386563 PG11 24,0 5,0 26,0 50 

386564 PG13,5 26,0 6,0 28,0 50 

386565 PG16 32,0 6,0 35,0 50 

386566 PG21 36,0 7,0 38,0 50 

386567 PG29 46,0 7,0 51,0 25 

386568 PG36 60,0 8,0 66,0 10 

386569 PG42 70,0  8,0 76,0 10 

386570 PG48 75,0 8,0 81,0 10 

 

Item 

GREY 

RAL7001 

Thread 

Dimensions [mm] 
Pack 

 [pcs] CH S øD 

386551 G1/4 19,0 5,0 21,0 50 

386552 G3/8 22,0 5,0 24,5 50 

386553 G1/2 27,0 6,0 30,0 50 

386554 G3/4 32,0 7,0 35,5 50 

386555 G1 39,0 7,0 43,0 25 

386556 G1 1/4 50,0 8,0 55,0 25 

386557 G1 1/2 60,0 8,0 66,0 10 

386558 G2 70,0 8,0 78,0 10 

 

Item 

BLACK 

RAL9001 

Thread 

Dimensions [mm] 
Pack 

 [pcs] CH S øD 

386671 M12 19,0 5,0 21,0 50 

386672 M16 22,0 5,0 24,0 50 

386673 M20 26,0 6,0 28,0 50 

386674 M25 32,0 6,0 35,0 50 

386675 M32 41,0 7,0 43,0 25 

386676 M40 50,0 7,0 56,0 25 

386677 M50 60,0 8,0 66,0 10 

386678 M63 75,0 8,0 81,0 10 
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Item 

BLACK 

RAL9001 

Thread 

Dimensions [mm] 
Pack 

 [pcs] CH S øD 

386661 PG7 19,0 5,0 21,0 50 

386662 PG9 22,0 5,0  24,0 50 

386663 PG11 24,0 5,0 26,0 50 

386664 PG13,5 26,0 6,0 28,0 50 

386665 PG16 32,0 6,0 35,0 50 

386666 PG21 36,0 7,0 38,0 50 

386667 PG29 46,0 7,0 51,0 25 

386668 PG36 60,0 8,0 66,0 10 

386669 PG42 70,0  8,0 76,0 10 

386670 PG48 75,0 8,0 81,0 10 

 

Item 

BLACK 

RAL9001 

Thread 

Dimensions [mm] 
Pack 

 [pcs] CH S øD 

386651 G1/4 19,0 5,0 21,0 50 

386652 G3/8 22,0 5,0 24,5 50 

386653 G1/2 27,0 6,0 30,0 50 

386654 G3/4 32,0 7,0 35,5 50 

386655 G1 39,0 7,0 43,0 25 

386656 G1 1/4 50,0 8,0 55,0 25 

386657 G1 1/2 60,0 8,0 66,0 10 

386658 G2 70,0 8,0 78,0 10 

 

Item 

GREY 

RAL7035 

Thread 

Dimensions [mm] 
Pack 

 [pcs] CH S øD 

386881 M12 19,0 5,0 21,0 50 

386882 M16 22,0 5,0 24,0 50 

386883 M20 26,0 6,0 28,0 50 

386884 M25 32,0 6,0 35,0 50 

386885 M32 41,0 7,0 43,0 25 

386886 M40 50,0 7,0 56,0 25 

386887 M50 60,0 8,0 66,0 10 

386888 M63 75,0 8,0 81,0 10 

 

Item 

GREY 

RAL7035 

Thread 

Dimensions [mm] 
Pack 

 [pcs] CH S øD 

386871 PG7 19,0 5,0 21,0 50 

386872 PG9 22,0 5,0  24,0 50 

386873 PG11 24,0 5,0 26,0 50 

386874 PG13,5 26,0 6,0 28,0 50 

386875 PG16 32,0 6,0 35,0 50 

386876 PG21 36,0 7,0 38,0 50 

386877 PG29 46,0 7,0 51,0 25 

386878 PG36 60,0 8,0 66,0 10 

386879 PG42 70,0  8,0 76,0 10 

386880 PG48 75,0 8,0 81,0 10 

 

Compatibility: 

All types of connectors: LGP series, UNIVERSALE series, … 

Organic fiber gasket 

 

 

 

 

 

 

 

 

Operating temperature: 

Minimum:   -20° C / -4° F 

Maximum: +80° C / +176° F  

 

 

 

 

 

 

3. TECHNICAL FEATURES 

Raw material: 

Polyamide PA6.6 [UL94-V0] halogen free and flame retardant fiber 

glass reinforced. 

 

Resistance to UV rays: 

Represents the resistance to the degradation of mechanical 

performance caused by exposure to UV radiation contained in 

sunlight. All RTA systems have been subjected to the Q.U.V. test 

which, with exposure cycles of 4+4 hours, simulates the continued 

alternation of light and condensation. The locknuts are not 

recommended for long exposition to UV radiation even if they have a 

good resistance to UV rays: all locknuts are indicated for internal 

uses or covered uses. 

 

 

 

 

 

 

 

 

 

Operating temperature: 

Minimum:   -20° C / -4° F 

Maximum: +80° C / +176° F  

 

Thread types and dimensions: 
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4. ENVIRONMENTAL PROFILE 

All the items identified in this technical sheet respect in terms of 

concentration of substances and raw materials the European 

legislations about dangerous and forbidden substances and 

chemical preparations. 

 

 

All items identified in this technical 

sheet are constituted by raw materials 

completely recyclable. 

 

 

 

5. CONFORMITY AND APPROVALS 

 

 

 

 

 

 

All the items identified in this technical sheet are compliant to all the 

requirements and the regulations currently in force in the European 

Union about safety, health and environmental issues. 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

 

For technical documentation, test reports, commercial information or 

any other needs please refer to the local LEGRAND office. 
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