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Connexion Bus SCS (RJ45) 

max./out
X 16

D

≤ 100 m 0,5 mm2

≤ 150 m 0,75 mm2

≤ 300 m 1,5 mm2

D

026 33

100 - 240 V

50 - 60 Hz

2 x 2,5 mm2

Dali ≤ 1,5 mm2

RJ 45

x =

 

x = 10

-5°C  +45°C

NF EN50428



ON/+

1

OFF/-

LEARN DALI

100 - 240 V
50-60 Hz
16 Ballasts max/out
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