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x15 x2

0 325 73/78 0 325 74/790 325 71/76 0 325 72/770 325 70/75

0 335 16 0 327 860 335 13/18 0 335 19 0 335 12/17

215 mm

235 mm
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Ø 6 mm
max.

0 462 90/91

0 462 90 0 462 91
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