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HUBLOT SPO IP54 / ANTIVANDALE IP55
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100 mm
Ø 5 min.

  16 max.

100 mm
Ø 5 min.
 16 max.

L1

T1HF T2

18 W 32 W

L1 + N  + N + L1

50 mm min.
110 mm max.

Ø 5 min.
 16 max.
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