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Manual ON / Auto OFF
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+ Cellule de luminosité —]

« Daylight sensor
+ Cellula di luminosita

 Capteur PIR
* PIR sensor
« Sensore PIR

5-1275 lux

30sec - 255h 59m 59s

I

25-50-75-100 %

Mode

Auto - Manual - Walktrough
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* LED LEARN
* LEARN LED
* LED LEARN

» Bouton LEARN
* LEARN push-button
* Pulsante LEARN

» LED d’émission/
de réception IR

* IR reception/
transmission LED

« LED ricezione/
trasmissione IR

» LED de détection

» Motion led

 LED rilevazione
movimento
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