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¢ Description
¢ Aciklama
1 2 3 1-5. Areentrance panel 1, 2, 3,4, 5: connect No. 1- 5 entrance panel output interface.
6. Entrance panel - OUT: connect system BUS.
7. Additional Power supply connector 30 Vdc.
Note: (1 - 6) these six terminals are RJ45 connectors, use CAT5 cable.
1-5. Alan giris paneli 1, 2, 3, 4, 5: 1-5 no'lu giris paneli ¢ikis araytizii baglantisi.
6. Giris paneli - CIKIS: sistem BUS baglantisi.
U 7. Ekgtic kaynagi konektorii 30 VDC.
e Not: (1 - 6) bu alti terminal RJ45 konektorleridir, CAT5 kablo kullaniniz.
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¢ [nstallation notes ¢ Installation way (1)
¢ Montaj notlari * Montaj (yontem 1)
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Don't install in heat-source and damp place. 1.To fasten the body on the wall use screw.
Ist kaynaklarinin oldugu ve islak-rutubetli ortamlara monte etmeyiniz. 2. Insert the cover into body and fasten it.
1. Gévdeyi duvara monte etmek icin vida kullaniniz.
2. Kapagi gévdeye yerlestiriniz ve sabitleyiniz.




¢ Installation way (2)
¢ Montaj (yontem 2)

1. To fasten the bracket on the wall use
screw.

2. Buckle the top of body to the bracket,
then pull down the body till hearing
fixed hintvoice.

¢ Dismantle guide
e Sokme prosediirii

1. Baglanti pargasini duvara tespit etmek
icin vida kullaniniz.

2. Govdenin ust kismini baglanti parcasina
gegiriniz ve bir citlama sesi duyana ka-
dar gévdeyi asadi cekiniz.

on one side.

1. Use screw driver aim at the buckle and
pull down to separate body and cover

Repeat the first step on the other side.
Then use hand to take down the cover.
2. Same way to take off another cover.

1. Tornavida ucunu tokaya gecirerek asagi
cekiniz ve bir yanda gévde ve kapagi
birbirinden ayiriniz.

Ayni prosediirli diger yanda da tekrar edi-
niz. Daha sonra el yordamiyla kapadi aliniz.

2. Baska bir kapagi ¢ikarmak icin de ayni
yontemi kullaniniz.

¢ Dismantle guide
e S6kme prosediirii

N

1. Take off the cover.

2. Use screw driver aim at the buckle and
pull down, body will be released.

Attention:

Don't force to take off the cover by hand.

Reset the buckle before installation.

1. Kapagdi ¢ikariniz.

2. Tornavida ucunu tokaya gegirerek asagi
cekiniz, gévde serbest kalacaktir.

Dikkat:

Kapagi el ile ¢cikarmak icin zorlamayiniz.

Montaj 6ncesinde tokay serbest hale getiriniz.

¢ Technical data

o Teknik veriler
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- Power supply: 30Vdc

- Current: standby < 20 mA;
work < 60 mA

- Consumption: standby < 0,6 W;
work < 1,8 W

- Glg kaynag: 30Vdc

- Akim: standby < 20 mA;
calisir durum < 60 mA

- Glig Sarfiyati: standby < 0,6 W;

cahsir durum < 1,8 W




